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Express Modification

Days matter. We ship within 10.

When you need customized enclosures quickly, nVent HOFFMAN gives you the choice—fast or
faster.

Need something fast? Factory Express lets you choose from a broad selection of our most
common enclosures, add 2D holes and cutouts and pick a paint color. Shipped from our factory
within 10 days.

Need something faster? With Local Express, available through our network of distributor-
operated Modification Centers, you choose an off-the-shelf enclosure, add 2D holes and
cutouts and receive your enclosure in a few days.

Express Modification from nVent HOFFMAN helps you get it done.

Local Express: Holes/Cutouts within Days

With Local Express, you get the holes and cutouts you need within days. Contact your local
distributor for more details.

Fastest option for quick-turn, Modified at a local distributor
low-volume projects from off-the-shelf inventory
Expertly made 2D holes and cutouts Delivered within days, contact your
with precision equipment local modification center*

*actual delivery times may vary based on location, distributor inventory, or other unforeseen circumstances. No guarantees or warrantees
are offered in this document. For our complete terms and conditions, please see https://www.nvent.com/terms/hoffman-na.html.
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Express Modification

Factory Express: Holes/Cutouts + Paint in 10 days

Factory Express allows you to modify our most popular enclosures with 2D holes and cutouts and
add paint - all shipped in 10 days.
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Express Modification

Select your product

Select from more than 1,500 of our most commonly ordered panels, wall-
mount, free-stand and floor-mount enclosures.

Like all nvVent HOFFMAN products, Factory Express-eligible panels and enclosures are designed to
meet global safety standards and perform under the most challenging conditions. Available in mild
or stainless steel. Gain peace of mind knowing you're protecting your investment with the industry’s

best enclosures.

Wall-Mount Enclosures

Category Product Product Name Bulletin | Size Range Material
Image HxW
12x10
5 Concept Single-Door, Type 4 and 12 CcwW1 To Mild Steel
8 60x 36
2
£ I 12x12
( Stainless Steel Concept Single-Door Enclosures CwWs To Stainless Steel
48x24
. ” 12x10
o Concept Window-Door Enclosures Ccw1 To Mild Steel
[=]
a L 30x24
H
(=]
2 12x12
= Stainless Steel Concept Window-Door Enclosures Cws To Stainless Steel
30x24
< c 12x12
2| 33 Concept Flush-Mounted Enclosures CW1 To Mild Steel
8| “= —l 3024
Q ]
o £
(&) o5 | 24x42
E o : ' Concept, Two-Door, Type 12 Ccw1 To Mild Steel
a 48x48
Ta 12x12
g,g . Concept Sloped-Top, Type 4 Ccw2 To Mild Steel
7} 36x30
20x22
Concept Disconnect Enclosure, Type 4 CwD To Mild Steel
° 60x 38
Q
c
=
o
(3]
2
Q i 20x22
i ! Concept Disconnect Enclosure, Type 4X CWSD To Stainless Steel
30x26

Models and colors subject to change.
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Wall-Mount Enclosures

Express Modification

Category Product Product Name Bulletin | Size Range Material
Image HxW
" i i 12x24
o |[i . | Continuous Hinge with Clamps LP, Type 12 A12 To Mild Steel
E § L 60 %36
o
R P 16x12
E I ‘ | Continuous Hinge with Clamps LP, Type 4 A4 To Mild Steel
s | L) 60x36
a
2 i
S X 16x12
) G Continuous Hinge with Clamps LP, Type 4X A4S To Stainless Steel
g’ 60 x 36
i T
I :
S| == 16x16
o b7} & ol Continuous Hinge with 3-Point Latch, Type 4 A4W3 To Mild Steel
S| 3% S | 72x36
£ | 82
€ | 8§
<] ol | 24x20
© S» | Continuous Hinge with 3-Point Latch, Type 4X A4SW3 To Stainless Steel
{ 60 x 36
; 24x42
- ! Continuous Hinge Two-Door with Handle, Type 12 A12 To Mild Steel
5 == 42x60
(=
° —
g 2x42
o Continuous Hinge Two-Door with 3-Point Latch, Type 4X A4SW To Stainless Steel
48x48
o, = 16x12
_E’ o WaterShed, Type 4X WS1 To Stainless Steel
T | ®° _ 60x 36
£
w al
LY -
T} 3]
= @ 2425
= s WaterShed Disconnect Enclosure, Type 4X WS1D To Stainless Steel
o 60x 37
2
o
25 20x22
2 g Disconnect Enclosure with Handle, Type 12 A25 To Mild Steel
23 60 x 38
a . N
i 24x21
) Wall-Mount Disconnect Enclosure with Clamps, Type 4 A19 To Mild Steel
' o 60x37
[] —
e | S
c o
] £
S c 24x21
a © Wall-Mount Disconnect Enclosure with Clamps, Type 4X A19S To Stainless Steel
60 x37
>
@35
KE 24x22
0O Allen-Bradley 1494 Cutout Disconnect Enclosure, Type 12 A22 To Mild Steel
g : 60x38
= H
<* .

Models and colors subject to change.
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Express Modification

Free-Stand and Floor-Mount Enclosures

Category Product Product Name Bulletin | Size Range Material
Image HxW
- @ 60 x 24
= 3] Free-Stand, Type 12, Single or Dual Access A30 To Mild Steel
(5]
< 90x72
=
1= =
'oC 'U
&
K] 60x24
= I Free-Stand Single and Dual Access with 3-Point Latches, Type 4X A30S4 To Stainless Steel
g=] 7 72x60
c
: =
[
o
(I 72x%25
1 Free-Stand, Type 4 with 3-Point Latch A4L3 To Mild Steel
= 72x37
]
[] g
2 |
()]
=)
£
«» 72x25
Stainless Steel Free-Stand, Type 4X A4SL To Stainless Steel
72x37
- .}w‘ ]
54x42
h Two-Door with Floor Stands, Type 12 A12L To Mild Steel
- [ 72x72
S |
a
g -
= 62x48
Two-Door with Floor Stands, Type 4X AASL To Stainless Steel
= 74x72
3 W
=
]
o ﬁ' 42x48
TH = ) Two-Door with Floor Stands and 3-Point Latch, Type 4 A4L3 To Mild Steel
'§ S _ 74x72
<N o o
St
°%
2 o 62x48
H Two-Door with 3-Point Latches, Type 4X A4S3 To Stainless Steel
74x72
L
! 62x 51
"ﬁ WaterShed Free-Stand, Type 4X WS2 To Stainless Steel
o 7463
(7] ° J
= S b
7] S
5 | % y
5| & |
= - 6251
| - WaterShed Free-Standing SS Disconnect WS2D To Stainless Steel
74x63

Models and colors subject to change.
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Express Modification

Free-Stand and Floor-Mount Enclosures

Category Product Product Name Bulletin | Size Range Material
Image HxW
o
g . . , 72x24
b eneral Purpose Single-Door Free-Stand with Quarter-Turn Latches, AISD To Mild Steel ﬂ
g Type X 72x36 _
L.
R=
T |
o | S2 72x27
7] (78 General Purpose Single-Door Free-Stand Disconnect, Type 4X A4S2 To Stainless Steel
2183 72x39
o Q9
5 | «8
o
| 2 |N
g 3 60x48
o s ot General Purpose Two-Door Floor-Mount with Quarter-Tumn Latches, ;
o = Type 4X A4S2 72To72 Stainless Steel
o i X
o 9
5%
S £ General Purpose Stainless Steel Two-Door Floor-Mount Disconnect 60x49
25 T | A4S2 To Stainless Steel
50 ype 4X
82 72x73
ra g E
£e3p "
58 ¢ 72%28
8% 5 Heavy-Duty Free-Stand Disconnect Enclosure, Type 12 A28M1 To Mild Steel
A 90x40
5 ta
2% 72x 54
ac Heavy-Duty Free-Stand Disconnect Enclosure, Type 12 A28M2 To Mild Steel
35 90x78
S'o
5
5T
8
Q& Stainless Steel Heavy-Duty Free-Stand Flange-Mount Disconnects 72x28 .
g o Type 4X ' A2854 To Stainless Steel
o | FLL 66x18
(]
c
c
S -
» O |
8| 8¢ 72x40
S5 1 Modular Disconnect Enclosure, Type 12 A34 To Mild Steel
29 84x77
=0
(=) —
- | [
$ i 60 x 49
s i Two-Door with Floor Stands Disconnect Enclosure, Type 12 A21 To Mild Steel
e ; 72x72
2 |
a
5 |
(=] |
E. & 60x49
‘g‘ Two-Door Stainless Steel Flange-Mounted Disconnects, Type 4X A2184 To Stainless Steel
= 72x72
[T

Models and colors subject to change.
nVent.com/HOFFMAN PH 763.422.2211 7
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PANELS

i

|

o
g1l

Category Product Name Bulletin | Size Range Material
HxW
o
cp 12x10
S Concept Panels CwP To Mild Steel
8 72x36
n
g
> 25x21
N 8 Panels for A26 Low-Profile Type 12 Disconnect Enclosures A26P To Mild Steel
<3 5472
c
I}
e
o
o
Qo
-
< 3 60x 24
‘g 3 Panels for Free-Stand Single- and Dual-Access One-Door Enclosures |  PNL30 To Mild Steel
Mo 90x36
<5
=]
]
<
E
o
=]
Qg
o g
< 3 60x 48
g 3 Panels for Free-Stand Single- and Dual-Access Two-Door Enclosures | PLN30 To Mild Steel
Mo - 90x72
<‘|5 £
o o
)
<
<
38
Q3
<@ . . 72x28
* Panels for Free-Stand, Multi-Door Enclosures (Bulletins A27, A28, PNLFS To Mild Steel
Qe A2854 and A34) 90178
<y X
NS
<<
n
Q
5
22
2o 60 14
< Iﬁ Side-Mounted Panels PNL30 To Mild Steel
o 90x20
23
(=]
-
~
=
X
33
-2 12x24
v“—) Panels for Type 3R, 4, 4X, 12 and 13 Enclosures PNLWM To Mild Steel
® 5 72x72
8e
-
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Express Modification

Step 2: Add holes and cutouts

Design your product with 2D holes and cutouts, placed where you need
them to fit your application’s needs.

Whether to run conduit, wiring or add products into your enclosures—simple customization* is no 100
problem with Factory Express. Precision cutting assures your enclosure fits exactly as designed so

you don't need to modify on the fly.

G (7

* Enclosures and panels requiring forming, knockouts or additional customization are not eligible for Express
Modification. In addition, high quantity orders may require split shipments. If all of the order cannot be shipped within 10
days, nVent HOFFMAN will work with you on a schedule that best fits your production needs.

nVent.com/HOFFMAN PH 763.422.2211
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Standard Colors

ANSI 61 HOFFMAN Standard Gray
Smooth Semi Gloss

Other Colors

RAL 3005 Wine Red
Rough Textured Gloss

RAL 2002 Vermillion
Rough Textured Gloss

RAL 2000 Yellow Orange
Smooth Gloss

RAL 6011 Reseda Green
Smooth Gloss

RAL 5002 Ultramarine Blue
Rough Textured Gloss

RAL 9010 Pure White
Smooth Gloss

RAL 1015 Light Ivory
Smooth Gloss

RAL 7038 Agate Gray
Smooth Gloss

RAL 9005 Jet Black
Fine Matte

Express Modification

Choose your color

Choose from a vibrant palette of 28 colors. Smooth and rough gloss and
semi-gloss textures available.

RAL 7035 Light Gray
Rough Textured Semi Gloss

Note: painted stainless steel products are not included in the Express Modification program.

HOFFMAN White
Smooth Semi Gloss

RAL 3001 Signal Red
Smooth Gloss

OSHA Safety Red
Rough Textured Gloss

RAL 2004 Pure Orange
Smooth Gloss

RAL 1023 Traffic Yellow
Smooth Gloss

OSHA Safety Orange
Rough Textured Gloss

OSHA Safety Yellow
Rough Textured Gloss

RAL 6003 Olive Green
Smooth Gloss

OSHA Safety Blue
Rough Textured Gloss

RAL 5005 Signal Blue
Smooth Gloss

RAL 9001 Cream
Smooth Gloss

RAL 9002 Gray White
Smooth Gloss

RAL 7032 Pebble Gray
Smooth Gloss

RAL 5015 Sky Blue
Rough Textured Gloss

RAL 1013 Oyster White
Smooth Gloss

RAL 7035 Light Gray
Smooth Gloss

RAL 9003 Signal White
Smooth Gloss

SUBJECT TO CHANGE WITHOUT NOTICE
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HOFEMAN WALL-MOUNT

Ul g
Concept, Two-Door, Type 12 Continuous Hinge with Clamps LP, Type 4X

Concept Enclosures are ideal for machine control applications. For use in indoor and outdoor corrosive environments that require a

With streamlined styling, flush quarter-turn latches and an water-tight seal, this enclosure’s seamless foam-in-place gasket and
attractive durable ﬁnish, screw-down clamps provide a secure seal against contaminants.

12 EXPRESS MODIFICATION SUBJECT TO CHANGE WITHOUT NOTICE nVent.com/HOFFMAN
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Express Modification

Please visit hoffman.nvent.com for the entire HOFFMAN breadth of 15,000 products.
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CONCEPT SINGLE-DOOR, TYPE 4 AND 12 Catalog Number ?:i;lht
in.

CSD24246 24 24 6
CSD24246LG 24 24 6
CSD30166 30 16 6
CSD30166LG 30 16 6
o CSD30206 30 20 6
- CSD30206LG 30 20 6
\ = | CSD30246 30 24 6
CSD30246LG 30 24 6
I CSD36246 36 24 6
= CSD36246LG 36 24 6
o CSD36306 36 30 6
CSD36306LG 36 30 6
CSD12248 12 24 8
CSD12248LG 12 24 8
CSD16128 16 12 8
CSD16128LG 16 12 8
CSD16168 16 16 8
CSD16168LG 16 16 8
CSD16208 16 20 8
CSD16208LG 16 20 8
CSD20128 20 12 8
© CSD20128LG 20 12 8
CSD20168 20 16 8
CSD20168LG 20 16 8
CSD20208 20 20 8
CSD20208LG 20 20 8
CSD20248 20 24 8
INDUSTRY STANDARDS CSD20248LG 20 24 8
Wall-mounting brackets required to maintain UL/CSA external mounting CSD24128 24 12 8
requirement. CSD24128LG 24 12 8
UL 508A Listed; Type 4, 12; File No. E61997 CSD24168 24 16 8
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997 CSD24168LG 24 16 8
NEMA/EEMAC Type 4, 12, 13 el e 2 3
CSA, File No. 42186: Type 4, 12 CSD24208LG 24 20 8
VDE IP66 CSD24248 24 24 8
IEC 60529, IP66 CSD24248LG 24 24 8
APPLICATION CSD24308 2 30 8
Concept Enclosures are ideal for machine control applications. With CSD24308LG 24 30 8
streamlined styling, flush quarter-turn latches and an attractive, durable =~ CSD30128 30 12 8
finish. CSD30128LG 30 12 8
BULLETIN: CW1 CSD30168 30 16 8
. . CSD30168LG 30 16 8
Catalog Number I(-:::I?ht \(filll‘d)th ?i:p)th CSD30208 30 20 8
. . . CSD30208LG 30 20 8

CSD12106 12 10 6
CSD30248 30 24 8

CSD12106LG 12 10 6
CSD30248LG 30 24 8

CSD12126 12 12 6
CSD30308 30 30 8

CSD12126LG 12 12 6
CSD30308LG 30 30 8

CSD12246 12 24 6
CSD30368 30 36 8

CSD12246LG 12 24 6
CSD30368LG 30 36 8

CSD16126 16 12 6
CSD36248 36 24 8

CSD16126LG 16 12 6
CSD36248LG 36 24 8
CSD16166 16 16 6 CSD36308 36 30 8
CSD16166LG 16 16 6 CSD36308LG 36 30 8

CSD16206 16 20 6
CSD36368 36 36 8

CSD16206LG 16 20 6
CSD36368LG 36 36 8

CSD20126 20 12 6
CSD42248 42 24 8
CSD20126LG 20 12 6 CSD42248LG 7] 24 8

CSD20166 20 16 6
CSD42308 42 30 8

CSD20166LG 20 16 6
CSD42308LG 42 30 8

CSD20206 20 20 6
CSD42368 42 36 8

CSD20206LG 20 20 6
CSD42368LG 42 36 8
CSD20246 20 24 6 CSD48248 48 24 8
CSD20246LG 20 24 6 CSD48248LG 48 24 8

CSD24126 24 12 6
CSD48308 48 30 8

CSD24126LG 24 12 6
CSD48308LG 48 30 8

CSD24166 24 16 6
CSD48368 48 36 8

CSD24166LG 24 16 6
CSD48368LG 48 36 8
CSD24206 24 20 6 CSD60368 60 36 8

CSD24206LG 24 20 6

14 EXPRESS MODIFICATION SUBJECT TO CHANGE WITHOUT NOTICE nVent.com/HOFFMAN
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http://hoffman.nvent.com/en/hoffman/mild-steel-wall-mount-enclosures
http://hoffman.nvent.com/en/hoffman/CSD12106
http://hoffman.nvent.com/en/hoffman/CSD12106LG
http://hoffman.nvent.com/en/hoffman/CSD12126
http://hoffman.nvent.com/en/hoffman/CSD12126LG
http://hoffman.nvent.com/en/hoffman/CSD12246
http://hoffman.nvent.com/en/hoffman/CSD12246LG
http://hoffman.nvent.com/en/hoffman/CSD16126
http://hoffman.nvent.com/en/hoffman/CSD16126LG
http://hoffman.nvent.com/en/hoffman/CSD16166
http://hoffman.nvent.com/en/hoffman/CSD16166LG
http://hoffman.nvent.com/en/hoffman/CSD16206
http://hoffman.nvent.com/en/hoffman/CSD16206LG
http://hoffman.nvent.com/en/hoffman/CSD20126
http://hoffman.nvent.com/en/hoffman/CSD20126LG
http://hoffman.nvent.com/en/hoffman/CSD20166
http://hoffman.nvent.com/en/hoffman/CSD20166LG
http://hoffman.nvent.com/en/hoffman/CSD20206
http://hoffman.nvent.com/en/hoffman/CSD20206LG
http://hoffman.nvent.com/en/hoffman/CSD20246
http://hoffman.nvent.com/en/hoffman/CSD20246LG
http://hoffman.nvent.com/en/hoffman/CSD24126
http://hoffman.nvent.com/en/hoffman/CSD24126LG
http://hoffman.nvent.com/en/hoffman/CSD24166
http://hoffman.nvent.com/en/hoffman/CSD24166LG
http://hoffman.nvent.com/en/hoffman/CSD24206
http://hoffman.nvent.com/en/hoffman/CSD24206LG
http://hoffman.nvent.com/en/hoffman/CSD24246
http://hoffman.nvent.com/en/hoffman/CSD24246LG
http://hoffman.nvent.com/en/hoffman/CSD30166
http://hoffman.nvent.com/en/hoffman/CSD30166LG
http://hoffman.nvent.com/en/hoffman/CSD30206
http://hoffman.nvent.com/en/hoffman/CSD30206LG
http://hoffman.nvent.com/en/hoffman/CSD30246
http://hoffman.nvent.com/en/hoffman/CSD30246LG
http://hoffman.nvent.com/en/hoffman/CSD36246
http://hoffman.nvent.com/en/hoffman/CSD36246LG
http://hoffman.nvent.com/en/hoffman/CSD36306
http://hoffman.nvent.com/en/hoffman/CSD36306LG
http://hoffman.nvent.com/en/hoffman/CSD12248
http://hoffman.nvent.com/en/hoffman/CSD12248LG
http://hoffman.nvent.com/en/hoffman/CSD16128
http://hoffman.nvent.com/en/hoffman/CSD16128LG
http://hoffman.nvent.com/en/hoffman/CSD16168
http://hoffman.nvent.com/en/hoffman/CSD16168LG
http://hoffman.nvent.com/en/hoffman/CSD16208
http://hoffman.nvent.com/en/hoffman/CSD16208LG
http://hoffman.nvent.com/en/hoffman/CSD20128
http://hoffman.nvent.com/en/hoffman/CSD20128LG
http://hoffman.nvent.com/en/hoffman/CSD20168
http://hoffman.nvent.com/en/hoffman/CSD20168LG
http://hoffman.nvent.com/en/hoffman/CSD20208
http://hoffman.nvent.com/en/hoffman/CSD20208LG
http://hoffman.nvent.com/en/hoffman/CSD20248
http://hoffman.nvent.com/en/hoffman/CSD20248LG
http://hoffman.nvent.com/en/hoffman/CSD24128
http://hoffman.nvent.com/en/hoffman/CSD24128LG
http://hoffman.nvent.com/en/hoffman/CSD24168
http://hoffman.nvent.com/en/hoffman/CSD24168LG
http://hoffman.nvent.com/en/hoffman/CSD24208
http://hoffman.nvent.com/en/hoffman/CSD24208LG
http://hoffman.nvent.com/en/hoffman/CSD24248
http://hoffman.nvent.com/en/hoffman/CSD24248LG
http://hoffman.nvent.com/en/hoffman/CSD24308
http://hoffman.nvent.com/en/hoffman/CSD24308LG
http://hoffman.nvent.com/en/hoffman/CSD30128
http://hoffman.nvent.com/en/hoffman/CSD30128LG
http://hoffman.nvent.com/en/hoffman/CSD30168
http://hoffman.nvent.com/en/hoffman/CSD30168LG
http://hoffman.nvent.com/en/hoffman/CSD30208
http://hoffman.nvent.com/en/hoffman/CSD30208LG
http://hoffman.nvent.com/en/hoffman/CSD30248
http://hoffman.nvent.com/en/hoffman/CSD30248LG
http://hoffman.nvent.com/en/hoffman/CSD30308
http://hoffman.nvent.com/en/hoffman/CSD30308LG
http://hoffman.nvent.com/en/hoffman/CSD30368
http://hoffman.nvent.com/en/hoffman/CSD30368LG
http://hoffman.nvent.com/en/hoffman/CSD36248
http://hoffman.nvent.com/en/hoffman/CSD36248LG
http://hoffman.nvent.com/en/hoffman/CSD36308
http://hoffman.nvent.com/en/hoffman/CSD36308LG
http://hoffman.nvent.com/en/hoffman/CSD36368
http://hoffman.nvent.com/en/hoffman/CSD36368LG
http://hoffman.nvent.com/en/hoffman/CSD42248
http://hoffman.nvent.com/en/hoffman/CSD42248LG
http://hoffman.nvent.com/en/hoffman/CSD42308
http://hoffman.nvent.com/en/hoffman/CSD42308LG
http://hoffman.nvent.com/en/hoffman/CSD42368
http://hoffman.nvent.com/en/hoffman/CSD42368LG
http://hoffman.nvent.com/en/hoffman/CSD48248
http://hoffman.nvent.com/en/hoffman/CSD48248LG
http://hoffman.nvent.com/en/hoffman/CSD48308
http://hoffman.nvent.com/en/hoffman/CSD48308LG
http://hoffman.nvent.com/en/hoffman/CSD48368
http://hoffman.nvent.com/en/hoffman/CSD48368LG
http://hoffman.nvent.com/en/hoffman/CSD60368

WALL-MOUNT MILD STEEL —\/\
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Catalog Number Height Width Depth Catalog Number Height

(in.) ((LD) (in.) (in.)
CSD60368LG 60 36 8 CSD423012 42 30 12
CSD161210 16 12 10 CSD423012LG 42 30 12
CSD161210LG 16 12 10 CSD423612 42 36 12
CSD161610 16 16 10 CSD423612LG 42 36 12
CSD161610LG 16 16 10 CSD482412 48 24 12
CSD162010 16 20 10 CSD482412LG 48 24 12 -
CSD162010LG 16 20 10 CSD483612 48 36 12 a
CSD201610 20 16 10 CSD483612LG 48 36 12
CSD201610LG 20 16 10 CSD603612 60 36 12 I—
CSD202010 20 20 10 CSD603612LG 60 36 12 =
CSD202010LG 20 20 10 CSD242016 24 20 16 -
CSD202410 20 24 10 CSD242016LG 24 20 16
CSD202410LG 20 24 10 CSD242416 24 24 16
CSD241210 24 12 10 CSD242416LG 24 24 16
CSD241210LG 24 12 10 CSD302416 30 24 16
CSD241610 24 16 10 CSD302416LG 30 24 16
CSD241610LG 24 16 10 CSD362416 36 24 16
CSD242010 24 20 10 CSD362416LG 36 24 16
CSD242010LG 24 20 10 CSD363016 36 30 16
CSD242410 24 24 10 CSD363016LG 36 30 16
CSD242410LG 24 24 10 CSD363616 36 36 16
CSD243010 24 30 10 CSD363616LG 36 36 16
CSD243010LG 24 30 10 CSD423016 42 30 16
CSD302010 30 20 10 CSD423016LG 42 30 16
CSD302010LG 30 20 10 CSD423616 42 36 16
CSD302410 30 24 10 CSD423616LG 42 36 16
CSD302410LG 30 24 10 CSD483016 48 30 16
CSD303010 30 30 10 CSD483016LG 48 30 16
CSD303010LG 30 30 10 CSD483616 48 36 16
CSD362410 36 24 10 CSD483616LG 48 36 16
CSD362410LG 36 24 10 CSD603616 60 36 16
CSD363010 36 30 10 CSD603616LG 60 36 16
CSD363010LG 36 30 10 CSD242420 24 24 20
CSD363610 36 36 10 CSD242420LG 24 24 20
CSD363610LG 36 36 10 CSD302420 30 24 20
CSD422410 42 24 10 CSD302420LG 30 24 20
CSD422410LG 42 24 10 CSD363020 36 30 20
CSD423010 42 30 10 CSD363020LG 36 30 20
CSD423010LG 42 30 10 CSD483620 48 36 20
CSD423610 42 36 10 CSD483620LG 48 36 20
CSD423610LG 42 36 10
CSD482410 48 24 10
CSD482410LG 48 24 10
CSD483010 48 30 10
CSD483010LG 48 30 10
CSD483610 48 36 10
CSD483610LG 48 36 10
CSD603610 60 36 10
CSD603610LG 60 36 10
CSD201612 20 16 12
CSD201612LG 20 16 12
CSD202012 20 20 12
CSD202012LG 20 20 12
CSD242012 24 20 12
CSD242012LG 24 20 12
CSD242412 24 24 12
CSD242412LG 24 24 12
CSD243012 24 30 12
CSD243012LG 24 30 12
CSD302412 30 24 12
CSD302412LG 30 24 12
CSD303012 30 30 12
CSD303012LG 30 30 12
CSD362412 36 24 12
CSD362412LG 36 24 12
CSD363012 36 30 12
CSD363012LG 36 30 12
CSD363612 36 36 12
CSD363612LG 36 36 12
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http://hoffman.nvent.com/en/hoffman/CSD242412LG
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http://hoffman.nvent.com/en/hoffman/CSD303012LG
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http://hoffman.nvent.com/en/hoffman/CSD362412LG
http://hoffman.nvent.com/en/hoffman/CSD363012
http://hoffman.nvent.com/en/hoffman/CSD363012LG
http://hoffman.nvent.com/en/hoffman/CSD363612
http://hoffman.nvent.com/en/hoffman/CSD363612LG
http://hoffman.nvent.com/en/hoffman/CSD423012
http://hoffman.nvent.com/en/hoffman/CSD423012LG
http://hoffman.nvent.com/en/hoffman/CSD423612
http://hoffman.nvent.com/en/hoffman/CSD423612LG
http://hoffman.nvent.com/en/hoffman/CSD482412
http://hoffman.nvent.com/en/hoffman/CSD482412LG
http://hoffman.nvent.com/en/hoffman/CSD483612
http://hoffman.nvent.com/en/hoffman/CSD483612LG
http://hoffman.nvent.com/en/hoffman/CSD603612
http://hoffman.nvent.com/en/hoffman/CSD603612LG
http://hoffman.nvent.com/en/hoffman/CSD242016
http://hoffman.nvent.com/en/hoffman/CSD242016LG
http://hoffman.nvent.com/en/hoffman/CSD242416
http://hoffman.nvent.com/en/hoffman/CSD242416LG
http://hoffman.nvent.com/en/hoffman/CSD302416
http://hoffman.nvent.com/en/hoffman/CSD302416LG
http://hoffman.nvent.com/en/hoffman/CSD362416
http://hoffman.nvent.com/en/hoffman/CSD362416LG
http://hoffman.nvent.com/en/hoffman/CSD363016
http://hoffman.nvent.com/en/hoffman/CSD363016LG
http://hoffman.nvent.com/en/hoffman/CSD363616
http://hoffman.nvent.com/en/hoffman/CSD363616LG
http://hoffman.nvent.com/en/hoffman/CSD423016
http://hoffman.nvent.com/en/hoffman/CSD423016LG
http://hoffman.nvent.com/en/hoffman/CSD423616
http://hoffman.nvent.com/en/hoffman/CSD423616LG
http://hoffman.nvent.com/en/hoffman/CSD483016
http://hoffman.nvent.com/en/hoffman/CSD483016LG
http://hoffman.nvent.com/en/hoffman/CSD483616
http://hoffman.nvent.com/en/hoffman/CSD483616LG
http://hoffman.nvent.com/en/hoffman/CSD603616
http://hoffman.nvent.com/en/hoffman/CSD603616LG
http://hoffman.nvent.com/en/hoffman/CSD242420
http://hoffman.nvent.com/en/hoffman/CSD242420LG
http://hoffman.nvent.com/en/hoffman/CSD302420
http://hoffman.nvent.com/en/hoffman/CSD302420LG
http://hoffman.nvent.com/en/hoffman/CSD363020
http://hoffman.nvent.com/en/hoffman/CSD363020LG
http://hoffman.nvent.com/en/hoffman/CSD483620
http://hoffman.nvent.com/en/hoffman/CSD483620LG

—\/\ WALL-MOUNT MILD STEEL
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CONCEPT WINDOW-DOOR ENCLOSURES Catalog Number Height Width Depth
(in.) (in.) (in.)
CSD12106W 12 10 6
CSD12106WLG 12 10 6
CSD12126W 12 12 6
CSD12126WLG 12 12 6
CSD16126W 16 12 6
- CSD16126WLG 16 12 6
a CSD20166W 20 16 6
CSD20166WLG 20 16 6
I— CSD20206W 20 20 6
= CSD20206WLG 20 20 6
- CSD24206W 24 20 6
CSD24206WLG 24 20 6
CSD24246W 24 24 6
CSD24246WLG 24 24 6
| CSD30246W 30 24 6
CSD30246WLG 30 24 6
| CSD12108W 12 10 8
CSD12108WLG 12 10 8
CSD12128W 12 12 8
CSD12128WLG 12 12 8
CSD16128W 16 12 8
CSD16128WLG 16 12 8
CSD20168W 20 16 8
CSD20168WLG 20 16 8
CSD20208W 20 20 8
CSD20208WLG 20 20 8
INDUSTRY STANDARDS g:g;ﬁggaw ;i ;g g
WaII-'mounting brackets required to maintain UL/CSA external mounting CSD24248W 24 24 8
rfJ?_u;’::AeC?.t d; T 4,12; File No. E61997 a2 2 2 :
isted; Type 4, 12; File No.
cUL Listed per CS)XJCZZ.Z No. 94; Type 4, 12; File No. E61997 ggggggigaLG gg gj g
NEMA/EEMAC Type 4, 12,13 CSD161210W 16 12 10
CSA, File No. 42186: Type 4,12 CSD161210WLG 16 12 10
s P66 CSD201610W 20 16 10
! CSD201610WLG 20 16 10
APPLICATION CSD202010W 20 20 10
Concept Enclosures are ideal for machine control applications. With CSD202010WLG 20 20 10
streamlined styling, flush quarter-turn latches and an attractive, durable CSD242010W 24 20 10
finish. CSD242010WLG 24 20 10
BULLETIN: CW1 CSD242410W 24 24 10
CSD242410WLG 24 24 10
CSD302410W 30 24 10
CSD302410WLG 30 24 10
CSD202012W 20 20 12
CSD202012WLG 20 20 12
CSD242012W 24 20 12
CSD242012WLG 24 20 12
CSD242412W 24 24 12
CSD242412WLG 24 24 12
CSD302412W 30 24 12
CSD302412WLG 30 24 12
CSD242416W 24 24 16
CSD242416WLG 24 24 16
CSD242420W 24 24 20
CSD242420WLG 24 24 20
CSD302420W 30 24 20
CSD302420WLG 30 24 20
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WALL-MOUNT MILD STEEL

CONCEPT FLUSH-MOUNTED ENCLOSURES

CONCEPT, TWO-DOOR, TYPE 12

INDUSTRY STANDARDS

Wall-mounting brackets required to maintain UL/CSA external mounting
requirement.

UL 508A Listed; Type 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997

NEMA/EEMAC Type 12
CSA, File No. 42186, Type 12
VDE IP 55

IEC 60529, IP55

APPLICATION

Concept Enclosures are ideal for machine control applications. With
streamlined styling, flush quarter-turn latches and an attractive, durable
finish.

BULLETIN: CW1

\7

nvent orrman

INDUSTRY STANDARDS

Wall-mounting brackets required to maintain UL/CSA external mounting
requirement.

UL 508A Listed; Type 4, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA/EEMAC Type 4, 12,13
CSA, File No. 42186: Type 4,12
VDE IP66

IEC 60529, IP66

APPLICATION

Concept Enclosures are ideal for machine control applications. With
streamlined styling, flush quarter-turn latches and an attractive, durable
finish.

BULLETIN: CW1

Catalog Number

CFM12126 12 12 6
CFM12126LG 12 12 6
CFM16126 16 12 6
CFM16126LG 16 12 6
CFM20166 20 16 6
CFM20166LG 20 16 6
CFM20206 20 20 6
CFM20206LG 20 20 6
CFM24208 24 20 8
CFM24208LG 24 20 8
CFM24248 24 24 8
CFM24248LG 24 24 8
CFM30248 30 24 8
CFM30248LG 30 24 8

Catalog Number Height
(in.)

CTD24428 24 42 8
CTD24428LG 24 42

CTD24488 24 48 8
CTD24488LG 24 48 8
CTD30488 30 48 8
CTD30488LG 30 48 8
CTD244210 24 42 10
CTD244210LG 24 42 10
CTD304210 30 42 10
CTD304210LG 30 42 10
CTD304810 30 48 10
CTD304810LG 30 48 10
CTD306012 30 60 12
CTD306012LG 30 60 12
CTD364212 36 42 12
CTD364212LG 36 42 12
CTD364812 36 48 12
CTD364812LG 36 48 12
CTD366012 36 60 12
CTD366012LG 36 60 12
CTD424212 42 42 12
CTD424212LG 42 42 12
CTD426012 42 60 12
CTD426012LG 42 60 12
CTD484812 48 48 12
CTD484812LG 48 48 12
CTD364216 36 42 16
CTD364216LG 36 42 16
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CONCEPT SLOPED-TOP, TYPE 4 INDUSTRY STANDARDS

Mounting brackets required to meet UL/CSA external mounting
requirement.

UL 508A Listed; Type 4, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA/EEMAC Type 4, 12,13
CSA, File No. 42186: Type 4,12
VDE IP66

IEC 60529, IP66

a

APPLICATION

I_ For machine control applications that require a sloped top, these
mc= [ CONCEPT enclosures feature a 20 degree slope along with streamlined
styling, flush quarter-turn latches and an attractive, durable finish.
BULLETIN: CW2
(2] Catalog Number Height
(in.)
CSD12126ST 12 12 6
CSD16168ST 16 16
CSD20168ST 20 16 8
CSD20208ST 20 20 8
CSD24208ST 24 20 8
CSD24248ST 24 24 8
CSD242410ST 24 24 10
CSD302410ST 30 24 10
CSD363010ST 36 30 10
CSD242412ST 24 24 12
CSD302412ST 30 24 12
CSD363012ST 36 30 12

CONTINUOUS HINGE TWO-DOOR WITH HANDLE, TYPE 12
APPLICATION

| + I Ideal for larger wall-mount applications requiring ease of installation
and access to full-width internal panel. Overlapping door design allows
easy access in areas with minimal aisle space.

= 1
: BULLETIN: A12
| Catalog Number Height Width Depth
! (in.) (in.) (in.)
t A244208WFLP 24 42 08
| A244808WFLP 24 48 08
A304210WFLP 30 42 10
A304810WFLP 30 48 10
A306010WFLP 30 60 10
l_t‘ | A364212WFLP 36 42 12
N — A364812WFLP 36 48 12
A366012WFLP 36 60 12
A424212WFLP 42 42 12
A424812WFLP 42 48 12
A426012WFALP 42 60 12
INDUSTRY STANDARDS

UL 508A Listed; Type 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997

NEMA/EEMAC Type 12
CSA, File No. 42186: Type 12
IEC 60529, IP55
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http://hoffman.nvent.com/en/hoffman/A364212WFLP
http://hoffman.nvent.com/en/hoffman/A364812WFLP
http://hoffman.nvent.com/en/hoffman/A366012WFLP
http://hoffman.nvent.com/en/hoffman/A424212WFLP
http://hoffman.nvent.com/en/hoffman/A424812WFLP
http://hoffman.nvent.com/en/hoffman/A426012WFALP

WALL-MOUNT MILD STEEL —\/\
nvent | Horrman

CONTINUOUS HINGE WITH 3-POINT LATCH, TYPE 4

APPLICATION

These time-tested, single-door enclosures feature Hoffman’s exclusive
padlocking POWERGLIDE Handle with 3-point latching for quick and
convenient access. Ideal for indoor and outdoor applications, these
rigid-bodied enclosures provide superior ease-of-access without
sacrificing a secure seal.

BULLETIN: A4W3

Catalog Number Height i r:’ |

A16H16ALP3PT 16 16 6
A20H16ALP3PT 20 16
A24H24ALP3PT 24 24 6 -
A20H16BLP3PT 20 16 8
A20H20BLP3PT 20 20 8
A24H20BLP3PT 24 20 8
A24H24BLP3PT 24 24 8
A30H24BLP3PT 30 24 8
A30H30BLP3PT 30 30 8
A36H30BLP3PT 36 30 8
A36H30CLP3PT 36 30 10
A36H30DLP3PT 36 30 12
A48H36DLP3PT 48 36 12
A60H36DLP3PT 60 36 12
A72H36DLP3PT 72 36 12
A48H36FLP3PT 48 36 16
INDUSTRY STANDARDS A60H36FLP3PT 60 36 16
UL 508A Listed; Type 4, 12, 13; File No. E61997 A72H3GFLPSPT I 36 .
¢ , 14 19 : ) A60H36GLP3PT 60 36 18
cUL Listed per CSA C22.2 No. 94; Type 4, 12, 13; File No. E61997 A72H36GLP3PT 72 36 18
EEKME(FENMAS;YE;F’: ? 4, 12. ar(ljd1123 A60H36JLP3PT 60 36 24
, Flle No. N e4an
IEC 60520, 1P66 yp A72H36JLP3PT 72 36 24
CONTINUOUS HINGE WITH CLAMPS LP, TYPE 4 Catalog Number Height

(in.)

A24H16ALP 24 16 6
A24H20ALP 24 20 6
A24H24ALP 24 24 6
A30H20ALP 30 20 6
A30H24ALP 30 24 6
A36H24ALP 36 24 6
A16H12BLP 16 12 8
A20H16BLP 20 16 8
A20H20BLP 20 20 8
A20H24BLP 20 24 8
A24H20BLP 24 20 8
A24H24BLP 24 24 8
A24H30BLP 24 30 8
A30H20BLP 30 20 8
A30H24BLP 30 24 8
INDUSTRY STANDARDS A30H30BLP 30 30 8
UL 508A Listed; Type 4, 12, 13; File No. E61997 A36H24BLP 36 24 8
cUL Listed per CSA C22.2 No. 94; Type 4,12, 13; File No. E61997 A36H30BLP 36 30 8
NEMA/EEMAC Type 3, 4, 12, and 13 A42H30BLP 42 30 8
CSA, File No. 42186: Type 4 and 12 A42H36BLP 42 36 8
IEC 60529, IP66 A48H36BLP 48 36 8
APPLICATION A60H36BLP 60 36 8
R . . A20H16CLP 20 16 10
These single-door enclosures feature a hinged door with clamps on A24H20CLP 24 20 10
three sides to create a secure seal in indoor or outdoor environments.
The gray polyester powder finish inside and out provides enhanced A30H24CLP 30 24 10
corrosion protection in outdoor applications. A36H30CLP 36 30 10
BULLETIN: A4 A48H30CLP 48 30 10
. . A48H36CLP 48 36 10
Catalog Number I-!elght V!Idih erth A6OH36CLP 60 36 10
A1GrTI2ALP ") ") “') A30H24DLP 30 24 12
A16H16ALP 16 16 6 A36H30DLP 36 30 12
A16H20ALP 16 20 6 A48H36DLP 48 36 12
A36H30FLP 36 30 16
ﬁggﬂ;gﬁtg ;g ;g g A48H36FLP 48 36 16
A60H36FLP 60 36 16
A24H12ALP 24 12 6
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http://nvent.com/hoffman
http://hoffman.nvent.com/en/hoffman/Continuous-Hinge-with-3-Point-Latch-Type-4
http://hoffman.nvent.com/en/hoffman/CONCEPT-with-Additional-Quarter-Turn-Latches-Type-4X
http://hoffman.nvent.com/en/hoffman/A16H16ALP3PT
http://hoffman.nvent.com/en/hoffman/A20H16ALP3PT
http://hoffman.nvent.com/en/hoffman/A24H24ALP3PT
http://hoffman.nvent.com/en/hoffman/A20H16BLP3PT
http://hoffman.nvent.com/en/hoffman/A20H20BLP3PT
http://hoffman.nvent.com/en/hoffman/A24H20BLP3PT
http://hoffman.nvent.com/en/hoffman/A24H24BLP3PT
http://hoffman.nvent.com/en/hoffman/A30H24BLP3PT
http://hoffman.nvent.com/en/hoffman/A30H30BLP3PT
http://hoffman.nvent.com/en/hoffman/A36H30BLP3PT
http://hoffman.nvent.com/en/hoffman/A36H30CLP3PT
http://hoffman.nvent.com/en/hoffman/A36H30DLP3PT
http://hoffman.nvent.com/en/hoffman/A48H36DLP3PT
http://hoffman.nvent.com/en/hoffman/A60H36DLP3PT
http://hoffman.nvent.com/en/hoffman/A72H36DLP3PT
http://hoffman.nvent.com/en/hoffman/A48H36FLP3PT
http://hoffman.nvent.com/en/hoffman/A60H36FLP3PT
http://hoffman.nvent.com/en/hoffman/A72H36FLP3PT
http://hoffman.nvent.com/en/hoffman/A60H36GLP3PT
http://hoffman.nvent.com/en/hoffman/A72H36GLP3PT
http://hoffman.nvent.com/en/hoffman/A60H36JLP3PT
http://hoffman.nvent.com/en/hoffman/A72H36JLP3PT
http://hoffman.nvent.com/en/hoffman/Continuous-Hinge-with-Clamps-Type-4
http://hoffman.nvent.com/en/hoffman/A16H12ALP
http://hoffman.nvent.com/en/hoffman/A16H16ALP
http://hoffman.nvent.com/en/hoffman/A16H20ALP
http://hoffman.nvent.com/en/hoffman/A20H16ALP
http://hoffman.nvent.com/en/hoffman/A20H20ALP
http://hoffman.nvent.com/en/hoffman/A24H12ALP
http://hoffman.nvent.com/en/hoffman/A24H16ALP
http://hoffman.nvent.com/en/hoffman/A24H20ALP
http://hoffman.nvent.com/en/hoffman/A24H24ALP
http://hoffman.nvent.com/en/hoffman/A30H20ALP
http://hoffman.nvent.com/en/hoffman/A30H24ALP
http://hoffman.nvent.com/en/hoffman/A36H24ALP
http://hoffman.nvent.com/en/hoffman/A16H12BLP
http://hoffman.nvent.com/en/hoffman/A20H16BLP
http://hoffman.nvent.com/en/hoffman/A20H20BLP
http://hoffman.nvent.com/en/hoffman/A20H24BLP
http://hoffman.nvent.com/en/hoffman/A24H20BLP
http://hoffman.nvent.com/en/hoffman/A24H24BLP
http://hoffman.nvent.com/en/hoffman/A24H30BLP
http://hoffman.nvent.com/en/hoffman/A30H20BLP
http://hoffman.nvent.com/en/hoffman/A30H24BLP
http://hoffman.nvent.com/en/hoffman/A30H30BLP
http://hoffman.nvent.com/en/hoffman/A36H24BLP
http://hoffman.nvent.com/en/hoffman/A36H30BLP
http://hoffman.nvent.com/en/hoffman/A42H30BLP
http://hoffman.nvent.com/en/hoffman/A42H36BLP
http://hoffman.nvent.com/en/hoffman/A48H36BLP
http://hoffman.nvent.com/en/hoffman/A60H36BLP
http://hoffman.nvent.com/en/hoffman/A20H16CLP
http://hoffman.nvent.com/en/hoffman/A24H20CLP
http://hoffman.nvent.com/en/hoffman/A30H24CLP
http://hoffman.nvent.com/en/hoffman/A36H30CLP
http://hoffman.nvent.com/en/hoffman/A48H30CLP
http://hoffman.nvent.com/en/hoffman/A48H36CLP
http://hoffman.nvent.com/en/hoffman/A60H36CLP
http://hoffman.nvent.com/en/hoffman/A30H24DLP
http://hoffman.nvent.com/en/hoffman/A36H30DLP
http://hoffman.nvent.com/en/hoffman/A48H36DLP
http://hoffman.nvent.com/en/hoffman/A36H30FLP
http://hoffman.nvent.com/en/hoffman/A48H36FLP
http://hoffman.nvent.com/en/hoffman/A60H36FLP

—\/\ WALL-MOUNT MILD STEEL
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CONTINUOUS HINGE WITH CLAMPS LP, TYPE 12 Catalog Number Height Width Depth
(in.) (in.) (in.)
A242408LP 24 24 08
A243008LP 24 30 08
A302008LP 30 20 08
A302408LP 30 24 08
A303008LP 30 30 08
- A303608LP 30 36 08
= A362408LP 36 24 08
A363008LP 36 30 08
I— A363608LP 36 36 08
= A422408LP 42 24 08
o A423008LP 42 30 08
A423608LP 42 36 08
A482408LP 48 24 08
A483008LP 48 30 08
A483608LP 48 36 08
INDUSTRY STANDARDS A603608LP 60 36 08
Note A161210LP 16 12 10
UL 508A Listed; Type 12, 13; File No. E61997 A201610LP 20 16 10
cUL Listed per CSA C22.2 No. 94; Type 12, 13; File No. E61997 A202010LP 20 20 10
NEMA(EEMAC Type 12 and 13 223;318t§ ii 123 lg
CSA, File No. 42186: Type 12
IEC 60529, IP65 A242410LP 24 24 10
A302010LP 30 20 10
APPLICATION A302410LP 30 24 10
For applications requiring a bright white interior to increase control A362410LP 36 24 10
visibility, this enclosure includes a padlocking hasp and staple for A363010LP 36 30 10
security and screw-down clamps for secure closure.
A423010LP 42 30 10
BULLETIN: A12 A423610LP 2 36 10
Catalog Number Height Width Depth A483010LP 48 30 10
(in.) (in.) (in.) A483610LP 48 36 10
A122406LP 12 24 06 A603610LP 60 36 10
A161206LP 16 12 06 A201612LP 20 16 12
A161606LP 16 16 06 A242012LP 24 20 12
A162006LP 16 20 06 A242412LP 24 24 12
A201206LP 20 12 06 A302412LP 30 24 12
A201606LP 20 16 06 A303012LP 30 30 12
A202006LP 20 20 06 A362412LP 36 24 12
A202406LP 20 24 06 A363012LP 36 30 12
A241206LP 24 12 06 A363612LP 36 36 12
A241606LP 24 16 06 A423012LP 42 30 12
A242006LP 24 20 06 A423612LP 42 36 12
A242406LP 24 24 06 A483612LP 48 36 12
A301606LP 30 16 06 A603612LP 60 36 12
A302006LP 30 20 06 A242016LP 24 20 16
A302406LP 30 24 06 A242416LP 24 24 16
A362406LP 36 24 06 A302416LP 30 24 16
A363006LP 36 30 06 A363016LP 36 30 16
A122408LP 12 24 08 A423616LP 42 36 16
A161208LP 16 12 08 A483616LP 48 36 16
A161608LP 16 16 08 A603616LP 60 36 16
A162008LP 16 20 08 A302420LP 30 24 20
A201208LP 20 12 08 A363020LP 36 30 20
A201608LP 20 16 08 A483620LP 48 36 20
A202008LP 20 20 08 A603620LP 60 36 20
A202408LP 20 24 08 A302424LP 30 24 24
A241208LP 24 12 08
A241608LP 24 16 08
A242008LP 24 20 08
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http://nvent.com/hoffman
http://hoffman.nvent.com/en/hoffman/continuous-hinge-with-clamps-lp-type-12-2967
http://hoffman.nvent.com/en/hoffman/A122406LP
http://hoffman.nvent.com/en/hoffman/A161206LP
http://hoffman.nvent.com/en/hoffman/A161606LP
http://hoffman.nvent.com/en/hoffman/A162006LP
http://hoffman.nvent.com/en/hoffman/A201206LP
http://hoffman.nvent.com/en/hoffman/A201606LP
http://hoffman.nvent.com/en/hoffman/A202006LP
http://hoffman.nvent.com/en/hoffman/A202406LP
http://hoffman.nvent.com/en/hoffman/A241206LP
http://hoffman.nvent.com/en/hoffman/A241606LP
http://hoffman.nvent.com/en/hoffman/A242006LP
http://hoffman.nvent.com/en/hoffman/A242406LP
http://hoffman.nvent.com/en/hoffman/A301606LP
http://hoffman.nvent.com/en/hoffman/A302006LP
http://hoffman.nvent.com/en/hoffman/A302406LP
http://hoffman.nvent.com/en/hoffman/A362406LP
http://hoffman.nvent.com/en/hoffman/A363006LP
http://hoffman.nvent.com/en/hoffman/A122408LP
http://hoffman.nvent.com/en/hoffman/A161208LP
http://hoffman.nvent.com/en/hoffman/A161608LP
http://hoffman.nvent.com/en/hoffman/A162008LP
http://hoffman.nvent.com/en/hoffman/A201208LP
http://hoffman.nvent.com/en/hoffman/A201608LP
http://hoffman.nvent.com/en/hoffman/A202008LP
http://hoffman.nvent.com/en/hoffman/A202408LP
http://hoffman.nvent.com/en/hoffman/A241208LP
http://hoffman.nvent.com/en/hoffman/A241608LP
http://hoffman.nvent.com/en/hoffman/A242008LP
http://hoffman.nvent.com/en/hoffman/A242408LP
http://hoffman.nvent.com/en/hoffman/A243008LP
http://hoffman.nvent.com/en/hoffman/A302008LP
http://hoffman.nvent.com/en/hoffman/A302408LP
http://hoffman.nvent.com/en/hoffman/A303008LP
http://hoffman.nvent.com/en/hoffman/A303608LP
http://hoffman.nvent.com/en/hoffman/A362408LP
http://hoffman.nvent.com/en/hoffman/A363008LP
http://hoffman.nvent.com/en/hoffman/A363608LP
http://hoffman.nvent.com/en/hoffman/A422408LP
http://hoffman.nvent.com/en/hoffman/A423008LP
http://hoffman.nvent.com/en/hoffman/A423608LP
http://hoffman.nvent.com/en/hoffman/A482408LP
http://hoffman.nvent.com/en/hoffman/A483008LP
http://hoffman.nvent.com/en/hoffman/A483608LP
http://hoffman.nvent.com/en/hoffman/A603608LP
http://hoffman.nvent.com/en/hoffman/A161210LP
http://hoffman.nvent.com/en/hoffman/A201610LP
http://hoffman.nvent.com/en/hoffman/A202010LP
http://hoffman.nvent.com/en/hoffman/A241210LP
http://hoffman.nvent.com/en/hoffman/A242010LP
http://hoffman.nvent.com/en/hoffman/A242410LP
http://hoffman.nvent.com/en/hoffman/A302010LP
http://hoffman.nvent.com/en/hoffman/A302410LP
http://hoffman.nvent.com/en/hoffman/A362410LP
http://hoffman.nvent.com/en/hoffman/A363010LP
http://hoffman.nvent.com/en/hoffman/A423010LP
http://hoffman.nvent.com/en/hoffman/A423610LP
http://hoffman.nvent.com/en/hoffman/A483010LP
http://hoffman.nvent.com/en/hoffman/A483610LP
http://hoffman.nvent.com/en/hoffman/A603610LP
http://hoffman.nvent.com/en/hoffman/A201612LP
http://hoffman.nvent.com/en/hoffman/A242012LP
http://hoffman.nvent.com/en/hoffman/A242412LP
http://hoffman.nvent.com/en/hoffman/A302412LP
http://hoffman.nvent.com/en/hoffman/A303012LP
http://hoffman.nvent.com/en/hoffman/A362412LP
http://hoffman.nvent.com/en/hoffman/A363012LP
http://hoffman.nvent.com/en/hoffman/A363612LP
http://hoffman.nvent.com/en/hoffman/A423012LP
http://hoffman.nvent.com/en/hoffman/A423612LP
http://hoffman.nvent.com/en/hoffman/A483612LP
http://hoffman.nvent.com/en/hoffman/A603612LP
http://hoffman.nvent.com/en/hoffman/A242016LP
http://hoffman.nvent.com/en/hoffman/A242416LP
http://hoffman.nvent.com/en/hoffman/A302416LP
http://hoffman.nvent.com/en/hoffman/A363016LP
http://hoffman.nvent.com/en/hoffman/A423616LP
http://hoffman.nvent.com/en/hoffman/A483616LP
http://hoffman.nvent.com/en/hoffman/A603616LP
http://hoffman.nvent.com/en/hoffman/A302420LP
http://hoffman.nvent.com/en/hoffman/A363020LP
http://hoffman.nvent.com/en/hoffman/A483620LP
http://hoffman.nvent.com/en/hoffman/A603620LP
http://hoffman.nvent.com/en/hoffman/A302424LP

WALL-MOUNT STAINLESSSTEEL

STAINLESS STEEL CONCEPT SINGLE-DOOR ENCLOSURES

_—

INDUSTRY STANDARDS

Mounting brackets required to meet UL/CSA external mounting
requirements.

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No.
E61997

NEMA/EEMAC Type 3R, 4, 4X,12,13
CSA File No. 42186: Type 4, 4X, 12
VDE IP66

IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

For indoor or outdoor applications that require corrosion protection
from chemicals and water. Concept Enclosures feature streamlined
styling with an attractive stroked finish and flush quarter-turn latches
for secure closure. Available in solid- and window-door models.

BULLETIN: CWS

Catalog Number Height Width Depth
(in.) (in.) (in.)
CSD12126SS 12 12 6
CSD12126SS6 12 12 6
CSD12246SS 12 24 6
CSD12246SS6 12 24 6
CSD16126SS 16 12 6
CSD16126SS6 16 12 6
CSD16166SS 16 16 6
CSD16166SS6 16 16 6
CSD20166SS 20 16 6
CSD20166SS6 20 16 6
CSD20206SS 20 20 6
CSD20206SS6 20 20 6
CSD24206SS 24 20 6
CSD24206SS6 24 20 6
CSD30166SS 30 16 6
CSD30166SS6 30 16 6
CSD16128SS 16 12 8
CSD16128SS6 16 12 8
CSD16168SS 16 16 8
CSD16168SS6 16 16 8
CSD16208SS 16 20 8
CSD16208SS6 16 20 8
CSD20168SS 20 16 8
CSD20168SS6 20 16 8
CSD20208SS 20 20 8
CSD20208SS6 20 20 8
CSD20248SS 20 24 8
CSD20248SS6 20 24 8
CSD24168SS 24 16 8

nVent.com/HOFFMAN PH 763.422.2211

Catalog Number

CSD24168SS6
CSD24208SS
CSD24208SS6
CSD24248SS
CSD24248SS6
CSD24308SS
CSD24308SS6
CSD30208SS
CSD30208SS6
CSD30248SS
CSD30248SS6
CSD30308SS
CSD30308SS6
CSD36248SS
CSD36248SS6
CSD36308SS
CSD36308SS6
CSD161210SS
CSD161210SS6
CSD161610SS
CSD161610SS6
CSD162010SS
CSD162010SS6
CSD201610SS
CSD201610SS6
CSD202010SS
CSD202010SS6
CSD202410SS
CSD202410SS6
CSD241610SS
CSD241610SS6
CSD242010SS
CSD242010SS6
CSD242410SS
CSD242410SS6
CSD243010SS
CSD243010SS6
CSD302010SS
CSD302010SS6
CSD302410SS
CSD302410SS6
CSD303010SS
CSD303010SS6
CSD362410SS
CSD362410SS6
CSD363010SS
CSD363010SS6
CSD422410SS
CSD422410SS6
CSD423010SS
CSD423010SS6
CSD482410SS
CSD482410SS6
CSD202012SS
CSD202012SS6
CSD242412SS
CSD242412SS6
CSD302412SS
CSD302412SS6
CSD303012SS
CSD303012SS6
CSD362412SS
CSD362412SS6
CSD363012SS
CSD363012SS6
CSD242416SS
CSD242416SS6
CSD302416SS
CSD302416SS6
CSD363016SS
CSD363016SS6

Height
(in.)
24
24
24
24
24
24
24
30
30
30
30
30
30
36
36
36
36
16
16
16
16
16
16
20
20
20
20
20
20
24
24
24
24
24
24
24
24
30
30
30
30
30
30
36
36
36
36
42
42
42
42
48
48
20
20
24
24
30
30
30
30
36
36
36
36
24
24
30
30
36
36

16
20
20
24
24
30
30
20
20
24
24
30
30
24
24
30
30
12
12
16
16
20
20
16
16
20
20
24
24
16
16
20
20
24
24
30
30
20
20
24
24
30
30
24
24
30
30
24
24
30
30
24
24
20
20
24
24
24
24
30
30
24
24
30
30
24
24
24
24
30
30
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http://nvent.com/hoffman
http://hoffman.nvent.com/en/hoffman/stainless-steel-concept-solid-door-enclosures-3046-soliddr
http://hoffman.nvent.com/en/hoffman/CSD12126SS
http://hoffman.nvent.com/en/hoffman/CSD12126SS6
http://hoffman.nvent.com/en/hoffman/CSD12246SS
http://hoffman.nvent.com/en/hoffman/CSD12246SS6
http://hoffman.nvent.com/en/hoffman/CSD16126SS
http://hoffman.nvent.com/en/hoffman/CSD16126SS6
http://hoffman.nvent.com/en/hoffman/CSD16166SS
http://hoffman.nvent.com/en/hoffman/CSD16166SS6
http://hoffman.nvent.com/en/hoffman/CSD20166SS
http://hoffman.nvent.com/en/hoffman/CSD20166SS6
http://hoffman.nvent.com/en/hoffman/CSD20206SS
http://hoffman.nvent.com/en/hoffman/CSD20206SS6
http://hoffman.nvent.com/en/hoffman/CSD24206SS
http://hoffman.nvent.com/en/hoffman/CSD24206SS6
http://hoffman.nvent.com/en/hoffman/CSD30166SS
http://hoffman.nvent.com/en/hoffman/CSD30166SS6
http://hoffman.nvent.com/en/hoffman/CSD16128SS
http://hoffman.nvent.com/en/hoffman/CSD16128SS6
http://hoffman.nvent.com/en/hoffman/CSD16168SS
http://hoffman.nvent.com/en/hoffman/CSD16168SS6
http://hoffman.nvent.com/en/hoffman/CSD16208SS
http://hoffman.nvent.com/en/hoffman/CSD16208SS6
http://hoffman.nvent.com/en/hoffman/CSD20168SS
http://hoffman.nvent.com/en/hoffman/CSD20168SS6
http://hoffman.nvent.com/en/hoffman/CSD20208SS
http://hoffman.nvent.com/en/hoffman/CSD20208SS6
http://hoffman.nvent.com/en/hoffman/CSD20248SS
http://hoffman.nvent.com/en/hoffman/CSD20248SS6
http://hoffman.nvent.com/en/hoffman/CSD24168SS
http://hoffman.nvent.com/en/hoffman/CSD24168SS6
http://hoffman.nvent.com/en/hoffman/CSD24208SS
http://hoffman.nvent.com/en/hoffman/CSD24208SS6
http://hoffman.nvent.com/en/hoffman/CSD24248SS
http://hoffman.nvent.com/en/hoffman/CSD24248SS6
http://hoffman.nvent.com/en/hoffman/CSD24308SS
http://hoffman.nvent.com/en/hoffman/CSD24308SS6
http://hoffman.nvent.com/en/hoffman/CSD30208SS
http://hoffman.nvent.com/en/hoffman/CSD30208SS6
http://hoffman.nvent.com/en/hoffman/CSD30248SS
http://hoffman.nvent.com/en/hoffman/CSD30248SS6
http://hoffman.nvent.com/en/hoffman/CSD30308SS
http://hoffman.nvent.com/en/hoffman/CSD30308SS6
http://hoffman.nvent.com/en/hoffman/CSD36248SS
http://hoffman.nvent.com/en/hoffman/CSD36248SS6
http://hoffman.nvent.com/en/hoffman/CSD36308SS
http://hoffman.nvent.com/en/hoffman/CSD36308SS6
http://hoffman.nvent.com/en/hoffman/CSD161210SS
http://hoffman.nvent.com/en/hoffman/CSD161210SS6
http://hoffman.nvent.com/en/hoffman/CSD161610SS
http://hoffman.nvent.com/en/hoffman/CSD161610SS6
http://hoffman.nvent.com/en/hoffman/CSD162010SS
http://hoffman.nvent.com/en/hoffman/CSD162010SS6
http://hoffman.nvent.com/en/hoffman/CSD201610SS
http://hoffman.nvent.com/en/hoffman/CSD201610SS6
http://hoffman.nvent.com/en/hoffman/CSD202010SS
http://hoffman.nvent.com/en/hoffman/CSD202010SS6
http://hoffman.nvent.com/en/hoffman/CSD202410SS
http://hoffman.nvent.com/en/hoffman/CSD202410SS6
http://hoffman.nvent.com/en/hoffman/CSD241610SS
http://hoffman.nvent.com/en/hoffman/CSD241610SS6
http://hoffman.nvent.com/en/hoffman/CSD242010SS
http://hoffman.nvent.com/en/hoffman/CSD242010SS6
http://hoffman.nvent.com/en/hoffman/CSD242410SS
http://hoffman.nvent.com/en/hoffman/CSD242410SS6
http://hoffman.nvent.com/en/hoffman/CSD243010SS
http://hoffman.nvent.com/en/hoffman/CSD243010SS6
http://hoffman.nvent.com/en/hoffman/CSD302010SS
http://hoffman.nvent.com/en/hoffman/CSD302010SS6
http://hoffman.nvent.com/en/hoffman/CSD302410SS
http://hoffman.nvent.com/en/hoffman/CSD302410SS6
http://hoffman.nvent.com/en/hoffman/CSD303010SS
http://hoffman.nvent.com/en/hoffman/CSD303010SS6
http://hoffman.nvent.com/en/hoffman/CSD362410SS
http://hoffman.nvent.com/en/hoffman/CSD362410SS6
http://hoffman.nvent.com/en/hoffman/CSD363010SS
http://hoffman.nvent.com/en/hoffman/CSD363010SS6
http://hoffman.nvent.com/en/hoffman/CSD422410SS
http://hoffman.nvent.com/en/hoffman/CSD422410SS6
http://hoffman.nvent.com/en/hoffman/CSD423010SS
http://hoffman.nvent.com/en/hoffman/CSD423010SS6
http://hoffman.nvent.com/en/hoffman/CSD482410SS
http://hoffman.nvent.com/en/hoffman/CSD482410SS6
http://hoffman.nvent.com/en/hoffman/CSD202012SS
http://hoffman.nvent.com/en/hoffman/CSD202012SS6
http://hoffman.nvent.com/en/hoffman/CSD242412SS
http://hoffman.nvent.com/en/hoffman/CSD242412SS6
http://hoffman.nvent.com/en/hoffman/CSD302412SS
http://hoffman.nvent.com/en/hoffman/CSD302412SS6
http://hoffman.nvent.com/en/hoffman/CSD303012SS
http://hoffman.nvent.com/en/hoffman/CSD303012SS6
http://hoffman.nvent.com/en/hoffman/CSD362412SS
http://hoffman.nvent.com/en/hoffman/CSD362412SS6
http://hoffman.nvent.com/en/hoffman/CSD363012SS
http://hoffman.nvent.com/en/hoffman/CSD363012SS6
http://hoffman.nvent.com/en/hoffman/CSD242416SS
http://hoffman.nvent.com/en/hoffman/CSD242416SS6
http://hoffman.nvent.com/en/hoffman/CSD302416SS
http://hoffman.nvent.com/en/hoffman/CSD302416SS6
http://hoffman.nvent.com/en/hoffman/CSD363016SS
http://hoffman.nvent.com/en/hoffman/CSD363016SS6

—‘/\ WALL-MOUNT STAINLESS STEEL
nvent | Horrman

STAINLESS STEEL CONCEPT WINDOW-DOOR ENCLOSURES

NEMA/EEMAC Type 3R, 4, 4X, 12,13
CSAFile No. 42186: Type 4, 4X, 12
VDE IP66

IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

For indoor or outdoor applications that require corrosion protection
from chemicals and water. Concept Enclosures feature streamlined
styling with an attractive stroked finish and flush quarter-turn latches
for secure closure. Available in solid- and window-door models.

%

= BULLETIN: CWS
s Catalog Number Height

CSD12126WSS 12 12 6

CSD16126WSS 16 12 6

CSD20166WSS 20 16 6

CSD20206WSS 20 20 6

CSD20168WSS 20 16 8

CSD20208WSS 20 20 8

CSD24208WSS 24 20 8

CSD24248WSS 24 24 8

CSD30248WSS 30 24 8
CSD161210WSS 16 12 10
CSD201610WSS 20 16 10
CSD202010WSS 20 20 10
INDUSTRY STANDARDS CSD242010WSS 24 20 10
. . . CSD242410WSS 24 24 10
Mounting brackets required to meet UL/CSA external mounting CSD302410WSS 30 94 10

requirements.
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997 €SD202012WSS 20 20 12
Egl.ggi;ted per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. CSD302412WSS 30 24 12
1

CONCEPT WITH ADDITIONAL QUARTER-TURN LATCHES, TYPE 4X
BULLETIN: CWS

Catalog Number Height Width Depth
(in.) (in.) (in.)

CSD30368SSR 30 36 8

CSD30368SS6R 30 36 8

- CSD36368SSR 36 36 8

CSD36368SS6R 36 36 8
CSD363610SSR 36 36 10
CSD363610SS6R 36 36 10
CSD423610SSR 42 36 10
CSD423610SS6R 42 36 10
CSD483610SSR 48 36 10
s CSD483610SS6R 48 36 10
CSD603610SSR 60 36 10
CSD603610SS6R 60 36 10
CSD363612SSR 36 36 12
CSD363612SS6R 36 36 12
P CSD423612SSR 42 36 12
Lo e CSD423612SS6R 42 36 12
L CSD483612SSR 48 36 12
: CSD483612SS6R 48 36 12
CSD603612SSR 60 36 12
INDUSTRY STANDARDS CSD603612SS6R 60 36 12
Mounting brackets required to meet UL/CSA external mounting CSD723612SSR 72 36 12
requirements. CSD423616SSR 42 36 16
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997 CSD423616SS6R 42 36 16
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File Number CSD483616SSR 48 36 16
E61997 CSD483616SS6R 48 36 16
NEMA/EEMAC Type 3R, 4, 4X, 12,13 CSD603616SSR 60 36 16
IEC 60529, IP66 CSD603616SS6R 60 36 16
Meets NEMA Type 3RX requirements CSD723016SSR 72 30 16
APPLICATION CSD723616SSR 72 36 16
For indoor or outdoor applications that require corrosion protection CSD603624SSR 60 36 24
CSD603624SS6R 60 36 24

from chemicals and water, CONCEPT enclosures house larger controls
and feature streamlined styling with an attractive stroked finish, flush
quarter-turn latches and an integral door ramp that ensures the door
gasket sealing surface aligns with the enclosure body for secure
closure.
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CONTINUOUS HINGE TWO-DOOR WITH 3-POINT LATCH, TYPE 4X
INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File Number
E61997

NEMA Type 3, 3R, 4, 4X, 12,13
IEC 60529, IP66
Meets NEMA Type 3RX requirements

APPLICATION

These two-door wall-mount enclosures provide industry-leading
protection for components in corrosive or wet environments.
Enclosures have a removable centerpost for easy panel installation,
3-point latching with Hoffman'’s exclusive POWERGLIDE Handles,
and a seamless foam-in-place gasket for sealing protection from
contaminants.

m )

=
o
A

BULLETIN: A4SW

Catalog Number Height i Depth
(in.)

A24H4208WFSSLP3PT 24 42 8
A24H4808WFSSLP3PT 24 48 8
A30H4210WFSSLP3PT 30 42 10
A30H4810WFSSLP3PT 30 48 10
A36H4212WFSSLP3PT 36 42 12
A48H4812WFSSLP3PT 48 48 12

Catalog Number Height
(in.)
A24H2006SSLP3PT 6
A24H2006SS6LP3PT 24 20 6
A24H2008SSLP3PT 24 20 8
A24H2008SS6LP3PT 24 20 8
A24H2408SSLP3PT 24 24 8
A24H2408SS6LP3PT 24 24 8
A30H2408SSLP3PT 30 24 8
A30H2408SS6LP3PT 30 24 8
A30H3008SSLP3PT 30 30 8
A30H3008SS6LP3PT 30 30 8
A36H2408SSLP3PT 36 24 8
A36H2408SS6LP3PT 36 24 8
A36H3008SSLP3PT 36 30 8
A36H3008SS6LP3PT 36 30 8
A48H3608SSLP3PT 48 36 8
A48H3608SS6LP3PT 48 36 8
A24H2010SSLP3PT 24 20 10
A24H2010SS6LP3PT 24 20 10
A36H3010SSLP3PT 36 30 10
A36H3010SS6LP3PT 36 30 10
A42H3010SSLP3PT 42 30 10
A48H3610SSLP3PT 48 36 10
A48H3610SS6LP3PT 48 36 10
A24H2412SSLP3PT 24 24 12
A24H2412SS6LP3PT 24 24 12
A30H2412SSLP3PT 30 24 12
A30H2412SS6LP3PT 30 24 12
INDUSTRY STANDARDS A36H3012SSLP3PT 36 30 12
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997 A36H3012SS6LP3PT 36 30 12
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997 A36H3612SSLP3PT 36 36 12
NEMA/EEMAC Type 3R, 4’ 4X, 12' 13 A36H3612SS6LP3PT 36 36 12
IEC 60529, IP66 A42H3612SSLP3PT 42 36 12
Meets NEMA Type 3RX requirements A48H3612SSLP3PT 48 36 12
APPLICATION A48H3612SS6LP3PT 48 36 12
These enclosures feature Hoffman'’s exclusive POWERGLIDE Handle Lt L JL L 2 2
with 3-point latching, ideal for indoor or outdoor applications that A60H3612SS6LP3PT 60 36 12
require corrosion protection, convenient access, and padlocking A48H3616SSLP3PT 48 36 16
security. A48H3616SS6LP3PT 48 36 16
BULLETIN: A4SW3 A60H3616SSLP3PT 60 36 16
A60H3616SS6LP3PT 60 36 16
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CONTINUOUS HINGE WITH CLAMPS LP, TYPE 4X

INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC Type 3, 3R, 4, 4X, 12, 13
CSA File No. 42186: Type 4, 4X, 12

IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

For use in indoor and outdoor corrosive environments that require a
water-tight seal, this enclosure’s seamless foam-in-place gasket and
screw-down clamps provide a secure seal against contaminants.

BULLETIN: A4S
Catalog Number

A16H1206SSLP
A16H1206SS6LP
A16H1606SSLP
A16H1606SS6LP
A16H2006SSLP
A16H2006SS6LP
A20H1606SSLP
A20H1606SS6LP
A20H2006SSLP
A20H2006SS6LP
A24H2006SSLP
A24H2006SS6LP
A24H2406SSLP
A24H2406SS6LP
A16H1208SSLP
A16H1208SS6LP
A20H1608SSLP
A20H1608SS6LP
A20H2008SSLP

Height
(in.)
16
16
16
16
16
16
20
20
20
20
24
24
24
24
16
16
20
20
20

Width
(in.)
12
12
16
16
20
20
16
16
20
20
20
20
24
24
12
12
16
16
20

Depth
(in.)
6
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Catalog Number

A20H2008SS6LP
A20H2408SSLP
A20H2408SS6LP
A24H1608SSLP
A24H1608SS6LP
A24H2008SSLP
A24H2008SS6LP
A24H2408SSLP
A24H2408SS6LP
A24H3008SSLP
A24H3008SS6LP
A30H2008SSLP
A30H2008SS6LP
A30H2408SSLP
A30H2408SS6LP
A30H3008SSLP
A30H3008SS6LP
A36H2408SSLP
A36H2408SS6LP
A36H3008SSLP
A36H3008SS6LP
A42H3608SSLP
A42H3608SS6LP
A48H3608SSLP
A48H3608SS6LP
A20H1610SSLP
A20H1610SS6LP
A24H2010SSLP
A24H2010SS6LP
A30H2410SSLP
A30H2410SS6LP
A36H2410SSLP
A36H2410SS6LP
A36H3010SSLP
A36H3010SS6LP
A42H3010SSLP
A42H3010SS6LP
A48H3610SSLP
A48H3610SS6LP
A24H2412SSLP
A24H2412SS6LP
A30H2412SSLP
A30H2412SS6LP
A36H3012SSLP
A36H3012SS6LP
A36H3612SSLP
A36H3612SS6LP
A48H3612SSLP
A48H3612SS6LP
A60H3612SSLP
A60H3612SS6LP
A30H2416SSLP
A30H2416SS6LP
A36H3016SSLP
A36H3016SS6LP
A48H3616SSLP
A48H3616SS6LP
A60H3616SSLP
A60H3616SS6LP

Height
(in.)

20
20
20
24
24
24
24
24
24
24
24
30
30
30
30
30
30
36
36
36
36
42
42
48
48
20
20
24
24
30
30
36
36
36
36
42
42
48
48
24
24
30
30
36
36
36
36
48
48
60
60
30
30
36
36
48
48
60
60

WALL-MOUNT STAINLESS STEEL

Width
(in.)

20
24
24
16
16
20
20
24
24
30
30
20
20
24
24
30
30
24
24
30
30
36
36
36
36
16
16
20
20
24
24
24
24
30
30
30
30
36
36
24
24
24
24
30
30
36
36
36
36
36
36
24
24
30
30
36
36
36
36

Depth
(in.)
8
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WALL-MOUNT STAINLESSSTEEL

WATERSHED, TYPE 4X APPLICATION

\7

nvent orrman

Specifically designed for use in sanitary washdown production
environments, particularly food and beverage manufacturing.
HOFFMAN WaterShed Enclosures feature a sloped top, sloped door

WS161208SS
WS161608SS
WS201608SS
WS202008SS
WS242008SS
WS242408SS
WS302408SS
WS303008SS
WS363008SS
WS201612SS
WS202012SS
WS242412SS
WS302412SS
WS363012SS
WS363612SS
WS363016SS
WS483616SS
WS603616SS

INDUSTRY STANDARDS

Mounting brackets required to meet UL/cUL external mounting
requirement.

UL 508A Listed; Type 4, 4X, 12; File Number E61997
cUL Listed per CSA C22.2 No 94; Type 4, 4X, 12; File No. E61997

NSF 169
NEMA/EEMAC Type 4, 4X, 12
IEC 60529, IP66

Catalog Number

16
16
20
20
24
24
30
30
36
20
20
24
30
36
36
36
48
60

12
16
16
20
20
24
24
30
30
16
20
24
24
30
36
30
36
36

edges, bullet-style hinges and additional unique features that facilitate
washdown runoff.

BULLETIN: WS1
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n\jént CHAPTER 2
T HOFFMAN DISCONNECT

Concept Disconnect Enclosure, Type 4 WaterShed Free-Standing SS Disconnect

Use mild steel Concept Disconnect Enclosures in applications that nVent HOFFMAN WaterShed stainless steel free-stand disconnect
require indoor and outdoor environmental protection and maintain enclosure, with its unique design and type 4X rating, is a perfect fit for
stylized design features. Accepts major brand disconnect switches and  mounting electrical or high-tech electronic equipment in settings such
circuit breakers and is supplied with a Hoffman-integrated tool-to-open  as sanitary washdown production environments, petrochemical plants,
handle. pulp and paper facilities, and water treatment plants.
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n\/ent |HOFFMAN
CONCEPT DISCONNECT ENCLOSURE, TYPE 4

INDUSTRY STANDARDS

Mounting brackets required to maintain UL/CSA external mounting
requirement.

UL 508A Listed; Type 4, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA/EEMAC Type 4, 12, Type 13
CSA File No. 42186: Type 4, 12
VDE, IP66

IEC 60529, IP66

APPLICATION

Use mild steel Concept Disconnect Enclosures in applications that
require indoor and outdoor environmental protection and maintain
stylized design features. Accepts major brand disconnect switches and
circuit breakers and is supplied with a Hoffman-integrated tool-to-open
handle.

CONCEPT DISCONNECT ENCLOSURE, TYPE 4X

INDUSTRY STANDARDS

Mounting brackets required to meet UL/cUL external mounting
requirement.

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC Type 3R, 4, 4X,12,13
IEC 60529, IP66
Meets NEMA Type 3RX requirements

DISCONNECT WALL-MOUNT

Furnished with Enclosures

1. Door interlock bracket welded to door

2. Concept-style latching system (2-point or 3-point) installed on
door

3. Instructions to locate and install disconnect

4. Hardware kit consisting of padlocking door handle, panel
mounting nuts, grounding hardware and sealing washers for
mounting holes

BULLETIN: CWD

Catalog Number Height Width Depth
(in.) (in.) (in.)

CDSC20228 20 22 8
CDSC20228LG 20 22 8
CDSC24228 24 22 8
CDSC24228LG 24 22 8
CDSC24268 24 26 8
CDSC24268LG 24 26 8
CDSC30268 30 26 8
CDSC30268LG 30 26 8
CDSC36268 36 26 8
CDSC36268LG 36 26 8
CDSC36328 36 32 8
CDSC36328LG 36 32 8
CDSC423212 42 32 12
CDSC423212LG 42 32 12
CDSC423812 42 38 12
CDSC423812LG 42 38 12
CDSC483812 48 38 12
CDSC483812LG 48 38 12
CDSC603812 60 38 12
CDSC603812LG 60 38 12
CDSC363216 36 32 16
CDSC363216LG 36 32 16
CDSC423216 42 32 16
CDSC423216LG 42 32 16
CDSC423816 42 38 16
CDSC423816LG 42 38 16
CDSC483816 48 38 16
CDSC483816LG 48 38 16
CDSC603816 60 38 16
CDSC603816LG 60 38 16

APPLICATION

Use CONCEPT Disconnect Enclosures in applications that require
stylized design features and a preferred cutout that accepts major
brand disconnect switches and circuit breakers.

Furnished with Enclosures

Door interlock bracket welded to door

Three-point door latching system installed on door
Instructions to locate and install disconnect

Hardware kit consisting of padlocking door handle, panel
mounting nuts, grounding hardware and sealing washers for
mounting holes

roN=

BULLETIN: CWSD

Catalog Number Height Width Depth
(in.) (in.) (in.)

CDSC20228SS 20 22 8
CDSC24228SS 24 22 8
CDSC24228SS6 24 22 8
CDSC24268SS 24 26 8
CDSC24268SS6 24 26 8
CDSC30268SS 30 26 8
CDSC36268SS 36 26 8
CDSC36268SS6 36 26 8
CDSC242610SS 24 26 10
CDSC242610SS6 24 26 10
CDSC302610SS 30 26 10
CDSC302610SS6 30 26 10
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DISCONNECT WALL-MOUNT —\/\
n\/ent |HOFFMAN

CONCEPT WITH QUARTER-TURN LATCHES DISCONNECT ENCLOSURE, TYPE 4X
APPLICATION

For use in disconnect applications that require larger controls and
stylized design features, Concept Disconnect Enclosures feature four

o = T additional quarter-turn latches and a door-alignment device for secure
closure and security.
[} Furnished with Enclosures:
1. Door interlock bracket welded to door
2. Door latching system: latch with disconnect interlock -
(rjnechanism, along with four quarter-turn latches installed on a
| oor
i 3. Instructions to locate and install disconnect
0 4. Hardware kit consisting of padlocking door handle, panel —
mounting nuts, grounding hardware, and sealing washers for rocn
mounting holes
BULLETIN: CWSD
Catalog Number Height
' (in.) (in.)
CDSC36328SSR 36 32 8
CDSC36328SS6R 36 32 8
CDSC363210SSR 36 32 10
CDSC363210SS6R 36 32 10
CDSC423210SSR 42 32 10
M CDSC483810SSR 48 38 10
e " Y CDSC483810SS6R 48 38 10
CDSC363212SSR 36 32 12
CDSC423212SSR 42 32 12
CDSC423812SSR 42 38 12
:\:I‘lcglgir-lr-gR Zr:;rléil)r:;u?rsed to meet UL/cUL external mounting gggg:ﬁgg:‘l ggggR :é gg 13
requirement. CDSC483812SS6R 48 38 12
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997 s = - =
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997 gggggggg}gggﬁ Zg 22 1§
NEMA/EEMAC Type 3R, 4, 4X, 12,13 CDSC423216SS6R 42 32 16
IEC 60529, IP66 ) CDSC423816SSR 42 38 16
Meets NEMA Type 3RX requirements CDSC483816SSR 48 38 16
CDSC483816SS6R 48 38 16
CDSC603816SSR 60 38 16
CDSC603816SS6R 60 38 16

ALLEN-BRADLEY 1494 CUTOUT DISCONNECT ENCLOSURE, TYPE 12
APPLICATION

These enclosures house Allen-Bradley Bulletin 1494F flange-mount
disconnect switches.

BULLETIN: A22

Catalog Number Height Width Depth
(in.) (in.) (in.)
A24AB2210LP 24 22 10
A24AB2610LP 24 26 10
A30AB2210LP 30 22 10
A30AB2610LP 30 26 10
A36AB2610LP 36 26 10
A36AB3210LP 36 32 10
A42AB3210LP 42 32 10
A42AB3810LP 42 38 10
A48AB3810LP 48 38 10
A60AB3810LP 60 38 10
A36AB3212LP 36 32 12
A42AB3212LP 42 32 12
A42AB3812LP 42 38 12
A48AB3812LP 48 38 12
A60AB3812LP 60 38 12
A48AB3816LP 48 38 16
A60AB3816LP 60 38 16

INDUSTRY STANDARDS

UL 508A Listed; Type 12, 13; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 12, 13; File No. E61997

NEMA/EEMAC Type 12,13
CSA File No. 42186: Type 12
IEC 60529, IP65
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—\/\ DISCONNECT WALL-MOUNT
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WALL-MOUNT DISCONNECT ENCLOSURE WITH CLAMPS, TYPE 4
INDUSTRY STANDARDS

“’i’”s’ — ; UL 508A Listed; Type 4, 12; File No. E61997

et H

2 fad B == cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA/EEMAC Type 3,4,12,13
CSA File No. 42186: Type 4, 12
IEC 60529, IP66

N APPLICATION
For disconnect applications in which a clamp-secured door is preferred.
Clamps on three sides of the door keep liquid and contaminants out.
.E Preferred cutout accepts major brand disconnect switches and circuit
Toc breakers.

Furnished with Enclosures
1. Bracket welded to door for attaching disconnect door catch
(interlock)
2. Instructions to locate and install disconnect switches, circuit
breakers and operating mechanisms

BULLETIN: A19

Catalog Number

A24HS2108LP 24 21 8
A24HS2508LP 24 25 8
A30HS2508LP 30 25 8
A36HS2508LP 36 25 8
A36HS3108LP 36 31 8
A42HS3112LP 42 31 12
A42HS3712LP 42 37 12
A48HS3712LP 48 37 12
A60HS3712LP 60 37 12

WALL-MOUNT DISCONNECT ENCLOSURE WITH CLAMPS, TYPE 4X
APPLICATION

i For disconnect applications in which a clamp-secured door is preferred,
= [ this enclosure features clamps on three sides to keep liquids and

= Ul contaminants from entering and a preferred cutout that accepts major
| = T ‘& | brand disconnect switches and circuit breakers.
I i | ) Furnished with Enclosure
| | 1. Bracket welded to door for attaching disconnect door catch
(interlock)
| 2. Instructions to locate and install disconnect switches, circuit
i, breakers and operating mechanisms
| [ ] BULLETIN: A19S
! ' Catalog Number Height Width Depth
| o (in.) (in.) (in.)
[ A24HS2108SSLP 24 21 8
A24HS2108SS6LP 24 21
I A | A24HS2508SSLP 24 25 8
| A24HS2508SS6LP 24 25 8
| A30HS2508SSLP 30 25 8
A30HS2508SS6LP 30 25 8
| A36HS2508SSLP 36 25 8
| A36HS2508SS6LP 36 25 8
A36HS3108SSLP 36 31 8
| '*_-] A36HS3108SS6LP 36 31 8
- ) : A42HS3112SSLP 42 31 12
A42HS3112SS6LP 42 31 12
A42HS3712SSLP 42 37 12
A42HS3712SS6LP 42 37 12
INDUSTRY STANDARDS A48HS3712SSLP 48 37 12
A48HS3712SS6LP 48 37 12
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997 A60HS3712SSLP 60 37 12
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997 A60HS3712SS6LP 60 37 12

NEMA/EEMAC Type 3, 3R, 4, 4X, 12, 13
CSA File No. 42186: Type 4, 4X, 12

IEC 60529, IP66

Meets NEMA Type 3RX requirements
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DISCONNECT WALL-MOUNT —\/\
nvent | Horrman
DISCONNECT ENCLOSURE WITH HANDLE, TYPE 12

; Catalog Number Height Width Depth
5. (in.) (in.) (in.)
ey A20SA2208LP 20 22 8
A20SA2208LPPL 20 22 8
A24SA2208LP 24 22 8
A24SA2208LPPL 24 22 8
A24SA2608LP 24 26 8 -
A24SA2608LPPL 24 26 8 a
A30SA2208LP 30 22 8
A30SA2208LPPL 30 22 8 I_
A30SA2608LP 30 26 8 o=
A30SA2608LPPL 30 26 8
A36SA2608LP 36 26 8
A36SA2608LPPL 36 26 8
A36SA3208LP 36 32 8
A36SA3208LPPL 36 32 8
A42SA3208LP 42 32 8
A42SA3208LPPL 42 32 8
A42SA3808LP 42 38 8
A42SA3808LPPL 42 38 8
A48SA3808LP 48 38 8
A48SA3808LPPL 48 38 8
A60SA3808LP 60 38 8
A60SA3808LPPL 60 38 8
A20SA2210LP 20 22 10
A20SA2210LPPL 20 22 10
A24SA2210LP 24 22 10
INDUSTRY STANDARDS A24SA2210LPPL 24 22 10
A24SA2610LP 24 26 10
UL 508A Listed; Type 12, 13; File No. E61997 A24SA2610LPPL 24 26 10
cUL Listed per CSA C22.2 No. 94; Type 12, 13,' File No. E61997 A30SA2210LP 30 22 10
NEMA/EEMAC Type 12, 13 A30SA2210LPPL 30 22 10
CSA File No. 42186: Type 12 A30SA2610LP 30 26 10
IEC 60529, IP65 A30SA2610LPPL 30 26 10
APPLICATION A36SA2610LP 36 26 10
These general purpose disconnect enclosures accept major brand A36SA2610LPPL 36 26 10
disconnect switches and circuit breakers, available with or without the A36SA3210LP 36 32 10
Hoffman-supplied defeater door handle and handle hardware. A36SA3210LPPL 36 32 10
BULLETIN: A25 A42SA3210LP 42 32 10
A42SA3210LPPL 42 32 10
A42SA3810LP 42 38 10
A42SA3810LPPL 42 38 10
A48SA2610LPPL 48 26 10
A48SA3810LP 48 38 10
A48SA3810LPPL 48 38 10
A60SA3810LP 60 38 10
A60SA3810LPPL 60 38 10
A60SA3812LPPL 60 38 12
A36SA3216LPPL 36 32 16
A42SA3216LPPL 42 32 16
A42SA3816LPPL 42 38 16
A48SA3816LPPL 48 38 16
A60SA3816LP 60 38 16
A60SA3816LPPL 60 38 16
A30SA2612LP 30 26 12
A30SA2612LPPL 30 26 12
A36SA3212LP 36 32 12
A36SA3212LPPL 36 32 12
A42SA3212LP 42 32 12
A42SA3212LPPL 42 32 12
A42SA3812LP 42 38 12
A42SA3812LPPL 42 38 12
A48SA3812LP 48 38 12
A48SA3812LPPL 48 38 12
A60SA3812LP 60 38 12
A36SA3216LP 36 32 16
A48SA3816LP 48 38 16
A60SA3812A24LP 60 38 12
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\z

nvent | Horrman
WATERSHED DISCONNECT ENCLOSURE, TYPE 4X

T

o
g1l

DISCONNECT WALL-MOUNT

INDUSTRY STANDARDS

Mounting brackets required to meet UL/cUL external mounting
requirement.

UL 508A Listed; Type 4, 4X, 12; File Number E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 4X, 12; File No. E61997

NSF 169

NEMA/EEMAC Type 4, 4X, 12

IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

Specifically designed for disconnect applications in sanitary washdown
production environments, such as food and beverage manufacturing.
Hoffman WATERSHED Disconnect Enclosures feature a sloped top,
sloped door edges, bullet-style hinges and additional unique features
that facilitate washdown runoff.

BULLETIN: WS1D

Catalog Number Height

(in.)
WS24HS2508SS 24 25 8
WS30HS2508SS 30 25 8
WS36HS3108SS 36 31 8
WS48HS3716SS 48 37 16
WS60HS3716SS 60 37 16
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DISCONNECT FREE-STAND —\/\
nvent soreman

GENERAL PURPOSE SINGLE-DOOR FREE-STAND DISCONNECT, TYPE 4X
INDUSTRY STANDARDS

UL508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC: Type 3R, 4, 4X, 12
IEC 60529, IP66

Meets NEMA Type 3RX <
APPLICATION \a

This single-door stainless steel enclosure with quarter-turn latches
is designed to house electronic controls and components. It provides
protection from noncorrosive or mildly corrosive elements in both
indoor and outdoor environments. Typical applications are in the
pharmaceutical, food and beverage, packaging, water, petroleum and
chemical processing industries.

BULLETIN: A4S2

Catalog Number Height

A72HXS2718SSLPQT 72 27 18
A72HXS3224SSLPQT 72 32 24
A72HXS3924SSLPQT 72 39 24

GENERAL PURPOSE STAINLESS STEEL TWO-DOOR FLOOR-MOUNT DISCONNECT, TYPE 4X
INDUSTRY STANDARDS

UL508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC: Type 3R, 4, 4X, 12
IEC 60529, IP66
Meets NEMA Type 3RX requirements

APPLICATION

This disconnect enclosure is designed to house electronic controls
and components. It provides protection from noncorrosive or mildly
corrosive elements in both indoor and outdoor environments. Typical
applications are in the food and beverage, packaging, water, petroleum
and chemical processing industries. Designed to house the most
popular disconnect switches and circuit breakers.

BULLETIN: A4S2

Catalog Number Height

A60HX4912SSLPQT 60 49 12
A60HX4918SSLPQT 60 49 18
A60HX6112SSLPQT 60 61 12
A60HX6118SSLPQT 60 61 18
A72HX6112SSLPQT 72 61 12
A72HX6118SSLPQT 72 61 18
A72HX7312SSLPQT 72 73 12
A72HX7318SSLPQT 72 73 18
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,"\ DISCONNECT FREE-STAND
n\/ent |HOFFMAN
HEAVY-DUTY FREE-STAND DISCONNECT ENCLOSURE, TYPE 12

Catalog Number Height Depth
(in.) (in.)

A72XM2818FTCG 72 28 18 1
'_____ ) A72XM2818FTC 72 28 18 1
—~ R = A72XM2818FTCLPG 72 28 18 1
) A72XM2818FTCLP 72 28 18 1
-~ e I A72XM3418FTCG 72 34 18 1
— A72XM3418FTC 72 34 18 1
A72XM3418FTCLPG 72 34 18 1
I— A72XM3418FTCLP 72 34 18 1
mc= A72XM4018FTCG 72 40 18 1
l A72XM4018FTC 72 40 18 1
| A72XM4018FTCLPG 72 40 18 1
A72XM4018FTCLP 72 40 18 1
A84XM4018FTCG 84 40 18 1
A84XM4018FTC 84 40 18 1
A84XM4018FTCLPG 84 40 18 1
A84XM4018FTCLP 84 40 18 1
A90XM4018FTCG 90 40 18 1
A90XM4018FTC 90 40 18 1
A90XM4018FTCLPG 90 40 18 1
_ e A90XM4018FTCLP 90 40 18 1
e J A90XM4020FTCG 90 40 20 1
I A90XM4020FTC 90 40 20 1
A90XM4020FTCLPG 90 40 20 1
— A90XM4020FTCLP 90 40 20 1
e A84XM4024FTCG 84 40 24 1
m— A84XM4024FTC 84 40 24 1
A84XM4024FTCLPG 84 40 24 1
A84XM4024FTCLP 84 40 24 1
A90XM4024FTCG 90 40 24 1
INDUSTRY STANDARDS A90XM4024FTC 90 40 24 1
UL 508A Listed; Type 12; File No. E61997 A90XM4024FTCLPG 90 40 24 1
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997 A90XM4024FTCLP 90 40 24 1
NEMA/EEMAC Type 12 A72XM5418FTCG 72 54 18 2
CSA File No. 42186: Type 12 A72XM5418FTC 72 54 18 2
IEC 60529, IP55 A72XM5418FTCLPG 72 54 18 2
A72XM5418FTCLP 72 54 18 2
gi':npll-ricrf\ezl\/ONdut and cost-effective, this disconnect enclosure can be A72XMG6618FTCG 72 66 18 2
ordepre& with);ne t)cl> six doors to fit a rénge of applications. A72XM6618FTC 72 66 18 2
. A72XM6618FTCLPG 72 66 18 2
BULLETIN: A28M1, A28M2 A72XM6618FTCLP 72 66 18 2
A72XM7818FTCG 72 78 18 2
A72XM7818FTC 72 78 18 2
A72XM7818FTCLPG 72 78 18 2
A72XM7818FTCLP 72 78 18 2
A84XM7818FTCG 84 78 18 2
A84XM7818FTC 84 78 18 2
A84XM7818FTCLPG 84 78 18 2
A84XM7818FTCLP 84 78 18 2
A90XM7818FTCG 90 78 18 2
A90XM7818FTC 90 78 18 2
A90XM7818FTCLPG 90 78 18 2
A90XM7818FTCLP 90 78 18 2
A90XM7820FTCG 90 78 20 2
A90XM7820FTC 90 78 20 2
A90XM7820FTCLPG 90 78 20 2
A90XM7820FTCLP 90 78 20 2
A72XM7824FTCG 72 78 24 2
A72XM7824FTC 72 78 24 2
A72XM7824FTCLPG 72 78 24 2
A72XM7824FTCLP 72 78 24 2
A84XM7824FTCG 84 78 24 2
A84XM7824FTC 84 78 24 2
A84XM7824FTCLPG 84 78 24 2
A84XM7824FTCLP 84 78 24 2
A90XM7824FTCG 90 78 24 2
A90XM7824FTC 90 78 24 2
A90XM7824FTCLPG 90 78 24 2
A90XM7824FTCLP 90 78 24 2
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DISCONNECT FREE-STAND —\/\
nvent|xoreman
MODULAR DISCONNECT ENCLOSURE, TYPE 12 Catalog Number Height Width Depth No. of Doors

(in.) (in.) (in.)

AMOD847724FTCLP 84 77 24 2-door

G AMOD72X4018FTC 72 40 18 1-door (left side open)
AMOD72X4018FTCLP 72 40 18 1-door (left side open)
- AMOD84X4018FTC 84 40 18 1-door (left side open)
AMOD84X4018FTCLP 84 40 18 1-door (left side open)
AMOD84X4024FTC 84 40 24 1-door (left side open)
AMOD84X4024FTCLP 84 40 24 1-door (left side open) -<
AMOD72X7818FTC 72 78 18 2-door (left side open) a
AMOD72X7818FTCLP 72 78 18 2-door (left side open)
AMOD84X7818FTC 84 78 18 2-door (left side open) I—
AMOD84X7818FTCLP 84 78 18 2-door (left side open) =
AMOD84X7824FTC 84 78 24 2-door (left side open) -
s AMOD84X7824FTCLP 84 78 24 2-door (left side open)
AMOD723918FTC 72 39 18 1-door (both sides open)
AMOD723918FTCLP 72 39 18 1-door (both sides open)
AMOD843918FTC 84 39 18 1-door (both sides open)
AMOD843918FTCLP 84 39 18 1-door (both sides open)
AMOD843924FTC 84 39 24 1-door (both sides open)
AMOD843924FTCLP 84 39 24 1-door (both sides open)
AMOD727718FTC 72 71 18 2-door (both sides open)
AMOD727718FTCLP 72 77 18 2-door (both sides open)
: 2 AMOD847718FTC 84 71 18 2-door (both sides open)
— AMOD847718FTCLP 84 77 18 2-door (both sides open)
AMOD847724FTC 84 77 24 2-door (both sides open)
( )

both sides open

INDUSTRY STANDARDS

UL 508A Listed; Type 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997

NEMA Type 12
CSA File No. 42186: Type 12
IEC 60529, IP55

APPLICATION

Modular disconnect enclosures provide configuration flexibility and
versatility. One- and two-door models can be bolted together in any
configuration. Slave enclosures can be added or removed as required.

BULLETIN: A34
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,‘/\ DISCONNECT FREE-STAND
nvent|uoreman
STAINLESS STEEL HEAVY-DUTY FREE-STAND FLANGE-MOUNT DISCONNECTS, TYPE 4X
INDUSTRY STANDARDS
UL 508A Listed 508; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC Type 3R, Type 4, 4X, 12
CSA File No. 42186: Type 4, 4X, 12
IEC 60529, IP66

-« Meets NEMA Type 3RX requirements
u APPLICATION
This disconnect enclosure is designed to house electronic controls
I— and components. It provides protection from noncorrosive or mildly
Toc corrosive elements in both indoor and outdoor environments. Typical

applications are in the food and beverage, packaging, water, petroleum
and chemical processing industries. Designed to house the most
popular disconnect switches and circuit breakers.

BULLETIN: A28S4

Catalog Number Height Depth No. of Doors
(in.) (in.)
A72XM2818SSN4 72 28 18 1
A72XM3418SSN4 72 34 18 1
A72XM4018SSN4 72 40 18 1
A84XM4018SSN4 84 40 18 1
A84XM4024SSN4 84 40 24 1
A72XM5418SSN4 72 54 18 2
A72XM6618SSN4 72 66 18 2

TWO-DOOR STAINLESS STEEL FLANGE-MOUNTED DISCONNECTS, TYPE 4X
INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC Type 3R, 4, 4X, 12
CSA File No. 42186: Type 4, 4X, 12
IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

Designed to house the following flange-mounted disconnect switches
and circuit breakers: Allen-Bradley, ABB Controls, Eaton Cutler-Hammer,
General Electric, Siemens ITE, Schneider Square D.

BULLETIN: A21S4

Catalog Number Height i Depth Disconnect
{ Operator Location
A60X4912SSLPN4 60 49 12 Right Flange
A60X6112SSLPN4 60 61 12 Right Flange
A72X6112SSLPN4 72 61 12 Right Flange
A72X7312SSLPN4 72 73 12 Right Flange
A60X4918SSLPN4 60 49 18 Right Flange
A60X6118SSLPN4 60 61 18 Right Flange
A72X6118SSLPN4 72 61 18 Right Flange
A72X7318SSLPN4 72 73 18 Right Flange
A60CPX4812SSLPN4 60 48 12 Centerpost
A60CPX6012SSLPN4 60 60 12 Centerpost
A72CPX7212SSLPN4 72 72 12 Centerpost
A72CPX7218SSLPN4 72 72 18 Centerpost
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DISCONNECT FREE-STAND _"\
nvent|worrman
TWO-DOOR WITH FLOOR STANDS DISCONNECT ENCLOSURE, TYPE 12
Catalog Number Height Width Depth  Disconnect Operator

(in.) (in.) ((LB) Location

A60X4912LPFTCG 60 49 12 Right Flange
A60X4912LPFTC 60 49 12 Right Flange
A60X6112LPFTCG 60 61 12 Right Flange
A60X6112LPFTC 60 61 12 Right Flange
A72X6112LPFTCG 72 61 12 Right Flange -
A72X6112LPFTC 72 61 12 Right Flange a
A72X7312LPFTCG 72 73 12 Right Flange
A72X7312LPFTC 72 73 12 Right Flange I—
A60X4918LPFTCG 60 49 18 Right Flange o=
A60X4918LPFTC 60 49 18 Right Flange
A60X6118LPFTCG 60 61 18 Right Flange
A60X6118LPFTC 60 61 18 Right Flange
A72X6118LPFTCG 72 61 18 Right Flange
A72X6118LPFTC 72 61 18 Right Flange
A72X7318LPFTCG 72 73 18 Right Flange
A72X7318LPFTC 72 73 18 Right Flange
A60X4924LPFTCG 60 49 24 Right Flange
A60X4924LPFTC 60 49 24 Right Flange
A60X6124LPFTCG 60 61 24 Right Flange
A60X6124LPFTC 60 61 24 Right Flange
A72X7324LPFTCG 72 73 24 Right Flange
A72X7324LPFTC 72 73 24 Right Flange
A60CPX4812LPFTCG 60 48 12 Centerpost
A60CPX4812LPFTC 60 48 12 Centerpost
A60CPX6012LPFTCG 60 60 12 Centerpost
A72CPX7212LPFTCG 72 72 12 Centerpost
UL 508A Listed; Type 12; File No. E61997 A72CPX7212LPFTC 72 72 12 Centerpost
cUL Listed per CSA C22.2 No. 94, Type 12; File No. E61997 A72CPX7218LPFTCG 72 72 18 Centerpost

NEMA/EEMAC Type 12 A72CPX7218LPFTC 72 72 18 Centerpost

CSA File No. 42186: Type 12

IEC 60529, IP55

APPLICATION

A disconnect can be installed on the centerpost or right side of this

enclosure. Floor stands provide additional height and access for

cleaning under the enclosure.

BULLETIN: A21

WATERSHED FREE-STANDING SS DISCONNECT INDUSTRY STANDARDS

UL 508A Listed; Type 3, 3R, 4, 4X, 12; File Number E61997
cUL Listed per CSA C22.2 No. 94; Type 3, 3R, 4, 4X, 12; File No. E61997

NSF 169

NEMA/EEMAC: Type 3R, 4, 4X, 12
IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

The Hoffman WATERSHED stainless steel free-stand disconnect
enclosure, with its unique design and type 4X rating, is a perfect fit for
mounting electrical or high-tech electronic equipment in settings such
as sanitary washdown production environments, petrochemical plants,
pulp and paper facilities, and water treatment plants.

BULLETIN: WS2D

Catalog Number Height

(in.)
WS62XM5112SS 62 51 12
WS62XM5118SS 62 51 18
WS62XM6312SS 62 63 12
WS62XM6318SS 62 63 18
WS74XM6318SS 74 63 18
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HOFFMAN FREE-STAND

WaterShed Free-Stand, Type 4X

Free-Stand, Type 12, Single or Dual Access nVent HOFFMAN WaterShed, stainless steel, free-stand
Available with front or front and rear access, these Type 12 enclosures enclosure, with its unique design and Type 4X rating, is a perfect
have sturdy unibody construction and flexible internal mounting fit for mounting electrical or high-tech electronic equipmentin a
options. variety of indoor and outdoor settings.
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:\/: FREE-STAND MILD STEEL
nvent Horeman

FREE-STAND, TYPE 4 WITH 3-POINT LATCH INDUSTRY STANDARDS

UL 508A Listed; Type 4, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA Type 3, 4, 12, 13

E.I.LA. RS310D
IEC 60529, IP66

< APPLICATION

- These enclosures are ideal for mounting equipment on panels or racks

in indoor or outdoor applications where it is necessary to protect
controls and instrumentation from wet, non-corrosive environments.

I_ The design features Hoffman'’s exclusive POWERGLIDE Handle with

oo 3-point latching for secure closure.

BULLETIN: A4L3
Catalog Number Height (in.) Width (in.) Depth (in.)
A72H2518FS3PT 72 25 18
A72H3124FS3PT 72 31 24
A72H3724FS3PT 72 37 24

TWO-DOOR WITH FLOOR STANDS AND 3-POINT LATCH, TYPE 4
INDUSTRY STANDARDS

UL 508A Listed; Type 4, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 4, 12; File No. E61997

NEMA/EEMAC, Type 3,4,12,13
IEC 60529, IP66

APPLICATION

These enclosures are ideal for indoor or outdoor applications where

it is necessary to protect controls and instrumentation from wet,
non-corrosive environments. The design features Hoffman's exclusive
POWERGLIDE Handle with 3-point latching for secure closure and floor
stands that provide additional height and access for cleaning under the

enclosure.
BULLETIN: A4L3
Catalog Number Height

(in.)
A62H4810LP3PT 62 48 10
A62H4818LP3PT 62 48 18
A62H6012LP3PT 62 60 12
A62H6018LP3PT 62 60 18
A74H6012LP3PT 74 60 12
A74H6018LP3PT 74 60 18
A74H7212LP3PT 74 72 12
A74H7218LP3PT 74 72 18
A74H7224LP3PT 74 72 24
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FREE-STAND MILD STEEL

FREE-STAND, TYPE 12, SINGLE OR DUAL ACCESS

INDUSTRY STANDARDS

UL 508A Listed; Type 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997

NEMA/EEMAC Type 12

E.ILA.RS310D

CSA, File No. 42186, Type 12

IEC 60529, IP55

Applicable industry standards only for enclosures with Seismic

Accessories:

NEBS- Telcordia GR-63-CORE Zone 4, tested with 1000Ibs evenly

distributed

OSHPD Pre-Approval OPM-0247-13

APPLICATION

Available with front or front and rear access, these Type 12 enclosures

have sturdy unibody construction and flexible internal mounting

options.
BULLETIN: A30

Catalog Number

A602418FSG
A602418FS
A722418FSG
A722418FS
A723018FSG
A723018FS
A723618FSG
A723618FS
A902420FSG
A902420FS
A903620FSG
A903620FS
A603624FSG
A603624FS
A722424FSG
A722424FS
A723024FSG

Height
(in.)
60
60
72
72
72
72
72
72
90
90
90
90
60
60
72
72
72

Width
(in.)
24
24
24
24
30
30
36
36
24
24
36
36
36
36
24
24
30

Depth
(in.)
18
18
18
18
18
18
18
18
20
20
20
20
24
24
24
24
24

No. of Doors

and Access

1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access

Catalog Number

A723024FS
A723624FSG
A723624FS
A903624FSG
A903624FS
A723630FSG
A723630FS
A723636FSG
A723636FS
A903636FSG
A903636FS
A722424FSDAG
A722424FSDA
A723024FSDAG
A723024FSDA
A723624FSDAG
A723624FSDA
A903624FSDAG
A903624FSDA
A722430FSDAG
A722430FSDA
A722436FSDAG
A722436FSDA
A723636FSDAG
A723636FSDA
A903636FSDAG
A903636FSDA
A604818FSDG
A604818FSD
A724818FSDG
A724818FSD
A726018FSDG
A726018FSD
A727218FSDG
A727218FSD
A904820FSDG
A904820FSD
A907220FSDG
A907220FSD
A724824FSDG
A724824FSD
A726024FSDG
A726024FSD
A727224FSDG
A727224FSD
A907224FSDG
A907224FSD
A726036FSDG
A726036FSD
A907236FSDG
A907236FSD
A724824FSDADG
A724824FSDAD
A726024FSDADG
A726024FSDAD
A727224FSDADG
A727224FSDAD
A726036FSDADG
A726036FSDAD
A907224FSDADG
A907224FSDAD

Height
(in.)
72
72
72
90
90
72
72
72
72
90
90
72
72
72
72
72
72
90
90
72
72
72
72
72
72
90
90
60
60
72
72
72
72
72
72
90
90
90
90
72
72
72
72
72
72
90
90
72
72
90
90
72
72
72
72
72
72
72
72
90
90

Width
(in.)
30
36
36
36
36
36
36
36
36
36
36
24
24
30
30
36
36
36
36
24
24
24
24
36
36
36
36
48
48
48
48
60
60
72
72
48
48
72
72
48
48
60
60
72
72
72
72
60
60
72
72
48
48
60
60
72
72
60
60
72
72

Depth
(in.)
24
24
24
24
24
30
30
36
36
36
36
24
24
24
24
24
24
24
24
30
30
36
36
36
36
36
36
18
18
18
18
18
18
18
18
20
20
20
20
24
24
24
24
24
24
24
24
36
36
36
36
24
24
24
24
24
24
36
36
24
24

\z

nvent Horeman

No. of Doors

and Access

1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Single Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
1-Door, Dual Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Single Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
2-Door, Dual Access
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http://hoffman.nvent.com/en/hoffman/A722424FSDA
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http://hoffman.nvent.com/en/hoffman/A723624FSDAG
http://hoffman.nvent.com/en/hoffman/A723624FSDA
http://hoffman.nvent.com/en/hoffman/A903624FSDAG
http://hoffman.nvent.com/en/hoffman/A903624FSDA
http://hoffman.nvent.com/en/hoffman/A722430FSDAG
http://hoffman.nvent.com/en/hoffman/A722430FSDA
http://hoffman.nvent.com/en/hoffman/A722436FSDAG
http://hoffman.nvent.com/en/hoffman/A722436FSDA
http://hoffman.nvent.com/en/hoffman/A723636FSDAG
http://hoffman.nvent.com/en/hoffman/A723636FSDA
http://hoffman.nvent.com/en/hoffman/A903636FSDAG
http://hoffman.nvent.com/en/hoffman/A903636FSDA
http://hoffman.nvent.com/en/hoffman/A604818FSDG
http://hoffman.nvent.com/en/hoffman/A604818FSD
http://hoffman.nvent.com/en/hoffman/A724818FSDG
http://hoffman.nvent.com/en/hoffman/A724818FSD
http://hoffman.nvent.com/en/hoffman/A726018FSDG
http://hoffman.nvent.com/en/hoffman/A726018FSD
http://hoffman.nvent.com/en/hoffman/A727218FSDG
http://hoffman.nvent.com/en/hoffman/A727218FSD
http://hoffman.nvent.com/en/hoffman/A904820FSDG
http://hoffman.nvent.com/en/hoffman/A904820FSD
http://hoffman.nvent.com/en/hoffman/A907220FSDG
http://hoffman.nvent.com/en/hoffman/A907220FSD
http://hoffman.nvent.com/en/hoffman/A724824FSDG
http://hoffman.nvent.com/en/hoffman/A724824FSD
http://hoffman.nvent.com/en/hoffman/A726024FSDG
http://hoffman.nvent.com/en/hoffman/A726024FSD
http://hoffman.nvent.com/en/hoffman/A727224FSDG
http://hoffman.nvent.com/en/hoffman/A727224FSD
http://hoffman.nvent.com/en/hoffman/A907224FSDG
http://hoffman.nvent.com/en/hoffman/A907224FSD
http://hoffman.nvent.com/en/hoffman/A726036FSDG
http://hoffman.nvent.com/en/hoffman/A726036FSD
http://hoffman.nvent.com/en/hoffman/A907236FSDG
http://hoffman.nvent.com/en/hoffman/A907236FSD
http://hoffman.nvent.com/en/hoffman/A724824FSDADG
http://hoffman.nvent.com/en/hoffman/A724824FSDAD
http://hoffman.nvent.com/en/hoffman/A726024FSDADG
http://hoffman.nvent.com/en/hoffman/A726024FSDAD
http://hoffman.nvent.com/en/hoffman/A727224FSDADG
http://hoffman.nvent.com/en/hoffman/A727224FSDAD
http://hoffman.nvent.com/en/hoffman/A726036FSDADG
http://hoffman.nvent.com/en/hoffman/A726036FSDAD
http://hoffman.nvent.com/en/hoffman/A907224FSDADG
http://hoffman.nvent.com/en/hoffman/A907224FSDAD

,"\ FREE-STAND MILD STEEL
nvent|worrman
TWO-DOOR WITH FLOOR STANDS, TYPE 12
re Catalog Number

[

- A544208LPG 54 42 8

A544208LP 54 42 8

A604808LPG 60 48 8

A604808LP 60 48 8
- A604810LPG 60 48 10
= A604810LP 60 48 10
A606010LPG 60 60 10
I— A606010LP 60 60 10
= A726010ULPG 72 60 10
A726010ULP 72 60 10
A727210ULPG 72 72 10
A727210ULP 72 72 10
A604812LPG 60 48 12
A604812LP 60 48 12
A606012LPG 60 60 12
A606012LP 60 60 12
A726012ULPG 72 60 12
A726012ULP 72 60 12
A727212ULPG 72 72 12
A727212ULP 72 72 12
A604816LPG 60 48 16
A604816LP 60 48 16
A606016LPG 60 60 16
A606016LP 60 60 16
A726016ULPG 72 60 16
A726016ULP 72 60 16
A727216ULPG 72 72 16
A727216ULP 72 72 16
INDUSTRY STANDARDS A604820LPG 60 48 20
UL 508A Listed; Type 12; File No. E61997 A604820LP 60 48 20
cUL Listed per CSA C22.2 No. 94; Type 12; File No. E61997 A726020ULPG 72 60 20
NEMA/EEMAC Type 12 A726020ULP 72 60 20
CSA, File No 42186, Type 12 A727220ULPG n 2 20
IEC 60529, IP55 A727220ULP 72 72 20
A604824LPG 60 48 24
APPLICATION . . . A604824LP 60 48 24
!Enclosgres haye gasketed, overlapping doors to give protectionin A606024LPG 60 60 24

industrial environments and floor stands that provide additional height

and access for cleaning under the enclosure. Because there is no A606024LP 60 60 24
centerpost, it is simple to install and remove panels. A726024ULPG 72 60 24
BULLETIN: A12L A726024ULP 72 60 24
A727224ULPG 72 72 24
A727224ULP 72 72 24
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FREE-STAND STAINLESSSTEEL ,‘/\
nvent soreman

FREE-STAND SINGLE AND DUAL ACCESS WITH 3-POINT LATCHES, TYPE 4X

APPLICATION

O Designed to house systems incorporating large components or

. - complex mounting configurations. Three-point latching and sealing
provide industry-leading protection from dust, dirt, oil and water.
These enclosures are used in machine tool applications for housing
motor starters, drives, contactors and PLCs, as well as a wide variety
of other electrical and electronic equipment. The addition of 19-in.
rack-mounting accessories makes these enclosures ideal for providing ‘k
rugged protection for sensitive rack-mounted components in harsh -
industrial environments. These enclosures are used extensively

in automotive, pulp and paper, wood products, textile and similar I_
industries. =
BULLETIN: A30S4 —
Catalog Number Height Width Depth  No. of Doors
(in.) (in.) (in.) and Access
A602418SSFSN4 60 24 18 1-Door, Single Access
A722418SSFSN4 72 24 18 1-Door, Single Access
A723018SSFSN4 72 30 18 1-Door, Single Access
A723618SSFSN4 72 36 18 1-Door, Single Access
A903620SSFSN4 90 36 20 1-Door, Single Access
A603624SSFSN4 60 36 24 1-Door, Single Access
A722424SSFSN4 72 24 24 1-Door, Single Access
A723024SSFSN4 72 30 24 1-Door, Single Access
A723624SSFSN4 72 36 24 1-Door, Single Access
A903624SSFSN4 90 36 24 1-Door, Single Access
A723630SSFSN4 72 36 30 1-Door, Single Access
A723636SSFSN4 72 36 36 1-Door, Single Access
A722424SSFSDAN4 72 24 24 1-Door, Dual Access
A723024SSFSDAN4 72 30 24 1-Door, Dual Access
A723624SSFSDAN4 72 36 24 1-Door, Dual Access
A722430SSFSDAN4 72 24 30 1-Door, Dual Access
A723636SSFSDAN4 72 36 36 1-Door, Dual Access
UL 508A Listed, Type 3R, 4, 4X, 12; File No. E61997 A604818SSFSDN4 60 48 18 2-Door, Single Access
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12,’ File No. E61997 A724818SSFSDN4 72 48 18 Z-DOOI', Single Access
NEMA/EEMAC Type 3, 3R, 4, 4X, 12,13 A726018SSFSDN4 72 60 18 2-Door, Single Access
E.I.A.RS-310-D A727218SSFSDN4 72 72 18 2-Door, Single Access
IEC 60529, IP66 ) A904820SSFSDN4 90 48 20 2-Door, Single Access
Meets NEMA Type 3RX requirements A724824SSFSDN4 72 48 2% 2-Door, Single Access
Applicable industry standards for enclosures with Seismic Accessories: ~ A726024SSFSDN4 72 60 24 2-Door, Single Access
NEBS- Telcordia GR-63-CORE Zone 4, tested with 1000 Ibs. evenly A727224SSFSDN4 72 72 24 2-Door, Single Access
distributed A726036SSFSDN4 72 60 36 2-Door, Single Access
OSHPD Pre-Approval OPM-0247-13 A724824SSFSDADN4 72 48 24 2-Door, Dual Access
A726024SSFSDADN4 72 60 24 2-Door, Dual Access

GENERAL PURPOSE SINGLE-DOOR FREE-STAND WITH QUARTER-TURN LATCHES, TYPE 4X
INDUSTRY STANDARDS

UL508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No. 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC: Type 3R, 4, 4X, 12
IEC 60529, IP66
Meets NEMA Type 3RX

APPLICATION

This single-door stainless steel enclosure with quarter-turn latches
is designed to house electronic controls and components. It provides
protection from non-corrosive or mildly corrosive elements in both
indoor and outdoor environments. Typical applications are in the
pharmaceutical, food and beverage, packaging, water, petroleum and
chemical processing industries.

BULLETIN: A4S2

Catalog Number Height

A72HS2418SSLPQT 72 24 18
A72HS3024SSLPQT 72 30 24
A72HS3624SSLPQT 72 36 24
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_‘/\ FREE-STAND STAINLESS STEEL
nvent|uoreman
GENERAL PURPOSE TWO-DOOR FLOOR-MOUNT WITH QUARTER-TURN LATCHES, TYPE 4X
INDUSTRY STANDARDS
UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA/EEMAC: Type 3R, 4, 4X, 12
Number E61997
IEC 60529, IP66

A

-« Meets NEMA Type 3RX requirements
u APPLICATION
This two-door stainless steel enclosure with quarter-turn latches is
IE designed to house electronic controls and components. It provides
Toc protection from noncorrosive or mildly corrosive elements in both

indoor and outdoor environments. Typical applications are in the food
and beverage, packaging, water, petroleum and chemical processing

industries.

BULLETIN: A4S2

Catalog Number Height

(in.)

A60H4812SSLPQT 60 48 12

A60H6012SSLPQT 60 60 12

A72H6012SSLPQT 72 60 12

A72H7212SSLPQT 72 72 12

A60H4818SSLPQT 60 48 18

A60H6018SSLPQT 60 60 18

A72H6018SSLPQT 72 60 18

A72H7218SSLPQT 72 72 18

A72H7224SSLPQT 72 72 24
STAINLESS STEEL FREE-STAND, TYPE 4X INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA Type 3, 3R, 4, 4X, 12,13

CSA File No. 42186: Type 4, 4X, 12
E.I.A. RS-310-D

IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

This single-door enclosure provides industry-leading protection

for systems incorporating large components or complex mounting
configurations in highly corrosive environments. The addition of
19-in. rack-mounting accessories makes these enclosures ideal for
providing rugged protection for sensitive rack-mounted components
in harsh industrial environments. The enclosure is typically used in
food processing plants, pharmaceutical manufacturing facilities,
petrochemical plants and wastewater treatment facilities.

BULLETIN: A4SL

Catalog Number

A72H2518SSFS 72 25 18
A72H2518SS6FS 72 25 18
A72H3124SSFS 72 31 24
A72H3124SS6FS 72 31 24
A72H3724SSFS 72 37 24
A72H3724SS6FS 72 37 24
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FREE-STAND STAINLESSSTEEL ,‘/\
nvent | Horrman

TWO-DOOR WITH 3-POINT LATCHES, TYPE 4X APPLICATION

These two-door enclosures provide industry-leading protection for large
components or complex mounting configurations in highly-corrosive
Oy, environments. Three-point latching with the Hoffman POWERGLIDE

i | padlocking handles and a foam-in-place gasket combine convenience
with security. They are well-suited for use in petrochemical plants;
| pulp and paper processing; water treatment facilities; and food,
pharmaceutical and packaging applications.
BULLETIN: A4S3 -
Catalog Number a
A62H4812SSLP3PT 62 48 12 I =
A62H4812SS6LP3PT 62 48 12 100y
A62H6012SSLP3PT 62 60 12
| A62H6012SS6LP3PT 62 60 12
A74H6012SSLP3PT 74 60 12
A74H6012SS6LP3PT 74 60 12
A74H7212SSLP3PT 74 72 12
A74H7212SS6LP3PT 74 72 12
A62H4818SSLP3PT 62 48 18
A62H4818SS6LP3PT 62 48 18
A62H6018SSLP3PT 62 60 18
| A62H6018SS6LP3PT 62 60 18
1 i = A74H6018SSLP3PT 74 60 18
: A74H6018SS6LP3PT 74 60 18
A74H7218SSLP3PT 74 72 18
A74H7218SS6LP3PT 74 72 18
A74H7224SSLP3PT 74 72 24
A74H7224SS6LP3PT 74 72 24

INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA Type 3, 3R, 4, 4X, 12,13
IEC 60529, IP66
Meets NEMA Type 3RX requirements

TWO-DOOR WITH FLOOR STANDS, TYPE 4X INDUSTRY STANDARDS

UL 508A Listed; Type 3R, 4, 4X, 12; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 3R, 4, 4X, 12; File No. E61997

NEMA Type 3, 3R, 4, 4X, 12,13

CSA File No. 42186: Type 4, 4X, 12
IEC 60529, IP66

Meets NEMA Type 3RX requirements

APPLICATION

This two-door enclosure provides industry-leading protection for
systems incorporating large components or complex mounting
configurations in highly corrosive environments. It is typically used

in food processing plants, pharmaceutical manufacturing facilities,
petrochemical plants, pulp and paper processing and water treatment

facilities.
BULLETIN: A4SL
Catalog Number Height

(in.)
A62H4812SSLP 62 48 12
A62H4812SS6LP 62 48 12
A62H6012SSLP 62 60 12
A62H6012SS6LP 62 60 12
A74H6012SSLP 74 60 12
A74H6012SS6LP 74 60 12
A74H7212SSLP 74 72 12
A74H7212SS6LP 74 72 12
A74H7224SSLP 74 72 24
A74H7224SS6LP 74 72 24
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nvent Horeman
WATERSHED FREE-STAND, TYPE 4X INDUSTRY STANDARDS

UL 508A Listed; Type 4, 4X, 12; File Number E61997
cUL Listed per CSA C22.2 No 94; Type 4, 4X, 12; File Number E61997

NSF 169
NEMA/EEMAC Type 4, 4X, 12
IEC 60529, IP66

APPLICATION

‘E nVent HOFFMAN WaterShed, stainless steel, free-stand enclosure,
with its unique design and Type 4X rating, is a perfect fit for mounting
electrical or high-tech electronic equipment in a variety of indoor and

I= outdoor settings. Its unique features are specifically designed for use

roen in sanitary washdown production environments like food, beverage,

or pharmaceutical processing. However, these same features also are
useful in petrochemical plants, pulp and paper facilities and wastewater
treatment plants.

BULLETIN: WS2

Catalog Number

WS625112SS 62 51 12
WS625118SS 62 51 18
WS626312SS 62 63 12
WS626318SS 62 63 18
WS746312SS 74 63 12
WS746318SS 74 63 18
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Notes

a
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m—/‘ént CHAPTER 4
HOFFMAN ENCLOSURE ACCESSORIES

Concept Panels Panels for Type 3R, 4, 4X, 12 and 13 Enclosures
These panels are taller and wider than corresponding NEMA-size Steel panels are 11 or 12 gauge, finished with white polyester
panels. Panels are 14 or 12 gauge steel and painted white or have a powder paint or a conductive, corrosion-resistant coating.
conductive finish. Larger panels have flanges on two or four sides. Aluminum

panels are 5052-H32 aluminum alloy. Larger panels have
flanges on four sides.Stainless steel panels are Type 316. Panel
mounting hardware is furnished with all enclosures which
accept these panels.
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CONCEPT PANELS
Catalog Number Height Width Description
(in.) (in.)
CP2424 24 24 Painted
CP2442 24 42 Painted
CP2442G 24 42 Conductive
CP3012 30 12 Painted
«C CP3012G 30 12 Conductive
- CP3016 30 16 Painted
CP3016G 30 16 Conductive
= CP3020 30 20 Painted
Toc CP3020G 30 20 Conductive
CP3024 30 24 Painted
CP3030 30 30 Painted
CP3030G 30 30 Conductive
CP3048 30 48 Painted
CP3048G 30 48 Conductive
CP3060 30 60 Painted
CP3060G 30 60 Conductive
CP3624 36 24 Painted
CP3630 36 30 Painted
CP3636 36 36 Painted
CP3636G 36 36 Conductive
APPLICATION CP4230 42 30 Painted
These panels are taller and wider than corresponding NEMA-size CP4230G 42 30 Conductive
pangls.tl?an?ls: ahre 14 or 12 gauge steel and painted white or have a CP4236 42 36 Painted
conductive finish. n
Panels have a formed flange along any side that is longer than 22.20 in. CP42366 42 36 °°T‘ ductive
o B )
onductive
BULLETIN: CWP CP4260 22 60 Painted
Catalog Number Height Width Description CP4260G 42 60 Conductive
(L) (in.) CP4824 48 24 Painted
CP1210 12 10 Painted CP4824G 48 24 Conductive
CP1210G 12 10 Conductive CP4836 48 36 Painted
CP2012 20 12 Painted CP4836G 48 36 Conductive
CP2012G 20 12 Conductive CcP4848 48 48 Painted
CP2014 20 14 Painted CP4848G 48 48 Conductive
CP2020G 20 20 Conductive CP6036 60 36 Painted
CP2412 24 12 Painted CP6036G 60 36 Conductive
CP2412G 24 12 Conductive CP7230 72 30 Painted
CP2416G 24 16 Conductive CP7230G 72 30 Conductive
CP2420 24 20 Painted CP7236 72 36 Painted

PANELS FOR A26 LOW-PROFILE TYPE 12 DISCONNECT ENCLOSURES

Catalog Number Height i Description
T A25P21 25 21 Painted
A31P21 31 21 Painted
A31P21G Bil 21 Conductive
A37P21 37 21 Painted
A37P21G 37 21 Conductive
A42P33 42 33 Painted
A42P33G 42 33 Conductive
A54P33 54 33 Painted
A54P33G 54 33 Conductive
A25P48 25 48 Painted
A25P48G 25 48 Conductive
A31P48 31 48 Painted
A31P48G Bil 48 Conductive
A37P48 37 48 Painted
A37P48G 37 48 Conductive
A42P72 42 72 Painted
APPLICATION A42P72G 42 72 Conductive
Optional panels for low-profile Type 12 enclosures (Bulletin A26) are A54P72 54 72 Painted
.121-in. steel. Finish is white polyester powder paint or a conductive, A54P72G 54 72 Conductive
corrlosion-resistant coating. Mounting hardware included with
enclosure.

BULLETIN: A26P
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PANELS FOR FREE-STAND SINGLE- AND DUAL-ACCESS ONE-DOOR ENCLOSURES

APPLICATION

Panels for one-door, single-access and one-door, dual-access Free-
Stand Type 12 Enclosures, Free-Stand Type 4 Enclosures and One-Door
Type 4X Free-Stand Fiberglass Enclosures. Panels are 12 gauge steel
and can be positioned anywhere along horizontal mounting channels
(see dimension drawing Sections B-B for limitations). Half-length panels
can be located in the upper or lower portion of the enclosure. Panels are
finished with white polyester powder paint or a conductive, corrosion-
resistant coating and furnished with plated mounting hardware.

BULLETIN: PNL30

Catalog Number Height Description

(in.)

A60P24F1 60 24 Full Panel, Painted
A60P24F1G 60 24 Full Panel, Conductive
A60P24F2 60 24 Half Panel, Painted
A60P24F2G 60 24 Half Panel, Conductive
A72P24F1 72 24 Full Panel, Painted
A72P24F1G 72 24 Full Panel, Conductive
A72P24F2 72 24 Half Panel, Painted
A72P24F2G 72 24 Half Panel, Conductive
A90P24F1 90 24 Full Panel, Painted
A90P24F1G 90 24 Full Panel, Conductive
A90P24F2 90 24 Half Panel, Painted
A90P24F2G 90 24 Half Panel, Conductive
A72P30F1 72 30 Full Panel, Painted
A72P30F1G 72 30 Full Panel, Conductive
A72P30F2 72 30 Half Panel, Painted
A72P30F2G 72 30 Half Panel, Conductive
A60P36F1 60 36 Full Panel, Painted
A60P36F1G 60 36 Full Panel, Conductive
A60P36F2 60 36 Half Panel, Painted
A60P36F2G 60 36 Half Panel, Conductive
A72P36F1 72 36 Full Panel, Painted
A72P36F1G 72 36 Full Panel, Conductive
A72P36F2 72 36 Half Panel, Painted
A72P36F2G 72 36 Half Panel, Conductive
A90P36F1 90 36 Full Panel, Painted
A90P36F1G 90 36 Full Panel, Conductive
A90P36F2 90 36 Half Panel, Painted
A90P36F2G 90 36 Half Panel, Conductive

PANELS FOR FREE-STAND SINGLE- AND DUAL-ACCESS TWO-DOOR ENCLOSURES

APPLICATION

Panels for two-door single access and two-door dual access Free-
Stand Type 4, 4X and 12 Enclosures with mounting channel are 11
gauge steel and can be positioned anywhere along horizontal mounting
channels (see Sections B-B for limitations). Half-length panels can be
located in the upper or lower portion of the enclosure. Some assembly
is required.

Panels are finished with white polyester powder paint or a conductive,
corrosion-resistant coating and furnished with plated mounting
hardware.

Center support is furnished with each full panel or half panel for two-
door enclosures. The center support attaches to the top and bottom
mounting channels and can be positioned from front to back in the
enclosure. The center support can be used with heavy duty panel
supports to support panels of various heights

BULLETIN: PNL30
Width

Catalog Number

Height Description

(in.) (in.)
A60P48F1 60 48 Full Panel, Painted
A60P48F1G 60 48 Full Panel, Conductive
A72P48F1 72 48 Full Panel, Painted
A72P48F1G 72 48 Full Panel, Conductive
A72P48F2 72 48 Half Panel, Painted
A72P48F2G 72 48 Half Panel, Conductive
A90P48F1 90 48 Full Panel, Painted
A90P48F1G 90 48 Full Panel, Conductive
A90P48F2 90 48 Half Panel, Painted
A90P48F2G 90 48 Half Panel, Conductive
A72P60F1 72 60 Full Panel, Painted
A72P60F1G 72 60 Full Panel, Conductive
A72P60F2 72 60 Half Panel, Painted
A72P60F2G 72 60 Half Panel, Conductive
A72P72F1 72 72 Full Panel, Painted
A72P72F1G 72 72 Full Panel, Conductive
A72P72F2 72 72 Half Panel, Painted
A72P72F2G 72 72 Half Panel, Conductive
A90P72F1 90 72 Full Panel, Painted
A90P72F1G 90 72 Full Panel, Conductive
A90P72F2 90 72 Half Panel, Painted
A90P72F2G 90 72 Half Panel, Conductive
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PANELS FOR FREE-STAND, MULTI-DOOR ENCLOSURES (BULLETINS A27, A28, A28S4 AND A34)
APPLICATION

Extra panels for large enclosures (Bulletins A27, A28, A28S4 and A34)
can be ordered for panel assembly prior to receiving the enclosures
(enclosures include panels). Panels are 11 gauge steel with .80-in. (20-
mm) flanges on four sides. Finish is white polyester powder paint or a
conductive, corrosion-resistant coating. Two extra holes are provided
for lifting and installing panels. Mounting hardware included with

- enclosure.
= BULLETIN: PNLFS
I Catalog Number Height Description
Tocy A72PM28 72 28 Painted
A72PM28G 72 28 Conductive
A72PM34 72 34 Painted
A72PM34G 72 34 Conductive
A72PM40 72 40 Painted
A72PM40G 72 40 Conductive
A72PM54 72 54 Painted
A72PM54G 72 54 Conductive
A72PM66 72 66 Painted
A72PM66G 72 66 Conductive
A72PM78 72 78 Painted
A72PM78G 72 78 Conductive
A84PM40 84 40 Painted
A84PM40G 84 40 Conductive
A84PM78 84 78 Painted
A86PM37 86 37 Painted
A86PM37G 86 37 Conductive
A86PM75 86 75 Painted
A90PM40 90 40 Painted
A90PM40G 90 40 Conductive
A90PM78 90 78 Painted
SIDE-MOUNTED PANELS APPLICATION

Panels provide extra mounting space on the sides of enclosures. 12
gauge steel side-mounting panels are painted white. Conductive panels
are steel with a conductive, corrosion-resistant coating. Panels attach
securely to mounting channels. Plated steel mounting hardware is
furnished.

BULLETIN: PNL30

Catalog Number Height i Description

A60SMP14 60 14 Painted
A60SMP14G 60 14 Conductive
A72SMP14 72 14 Painted
A72SMP14G 72 14 Conductive
A72SMP20 72 20 Painted
A72SMP20G 72 20 Conductive
A90SMP14 90 14 Painted
A90SMP14G 90 14 Conductive
A90SMP20 90 20 Painted
A90SMP20G 90 20 Conductive
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PANELS FOR TYPE 3R, 4, 4X, 12 AND 13 ENCLOSURES

Catalog Number Description
A30P30 30 30 Painted
A30P30G 30 30 Conductive
A36P16 36 16 Painted
A36P16G 36 16 Conductive
A36P24 36 24 Painted -
. A36P24G 36 24 Conductive a
e A36P30 36 30 Painted
A36P30G 36 30 Conductive I—
A36P36 36 36 Painted o=
A36P36G 36 36 Conductive
A40P24G 40 24 Conductive
A40P30 40 30 Painted
A40P30G 40 30 Conductive
A42P24 42 24 Painted
A42P24G 42 24 Conductive
A42P30 42 30 Painted
A42P30G 42 30 Conductive
A42P36 42 36 Painted
A42P36G 42 36 Conductive
A42P42 42 42 Painted
APPLICATION A42P42G 42 42 Conductive
Steel panels are 11 or 12 gauge, finished with white polyester powder A48P24 48 24 Painted
fp;aint ora ctonductfive, cggrosi(s)n—reslistant ctoatling. L?rger ;ﬁnels have g A48P24G 48 24 Conductive
anges on two or four sides. Some larger steel panels are auge an :
inclgde extra holes for panel lifting. Algminum ganels are 50592—H%2 A48P30 48 30 Painted .
aluminum alloy. Larger panels have flanges on four sides. Aluminum A48P30G 48 30 Conductive
panels are protected on one side with a plastic film. Stainless steel A48P36 48 36 Painted
panels are Type 316 stainless steel. Panel mounting hardware is A48P42 48 42 Painted
furnished with all enclosures which accept these panels. A48P42G 48 42 Conductive
BULLETIN: PNLFS, PNLWM A48P48 48 48 Painted
s e A48P48G 48 48 Conductive
Catalog Number I(-::T)ght Description A54P42 54 9 Painted
A12P24 12 24 Painted A54P42G 54 42 Conductive
A12P246G 12 2 Conductive A60P24 60 24 Painted
A16P12 16 12 Painted A60P24G 60 24 Conductive
A16P16 16 16 Painted AGOP30 60 30 Painted
A16P16G 16 16 Conductive A60P30G 60 30 Conductive
A20P12 20 12 Painted A6OP36 60 36 Painted
A20P12G 20 12 Conductive A60P36G 60 36 Conductive
A20P16 20 16 Painted A60BFP42 60 FP Painted
A20P20 20 20 Painted A60BFP42G 60 FP Conductive
A20P20G 20 20 Conductive Ll E8 e Painted
A24P16 24 16 Painted A60P48G 60 48 Conductive
A24P166G 2 16 Conductive A60P60 60 60 Painted
A24P20 24 20 Painted A60P60G 60 60 Conductive
A24P24 2 2 Painted A72P36 2 36 Painted
A30P16 30 16 Painted A72P36G 72 36 Conductive
A30P16G 30 16 Conductive Lol - ES Painted
A30P20 30 20 Painted A72P60G 72 60 Conductive
A30P20G 30 20 Conductive Ll J e Painted
A30P24 30 24 Painted A72P72G 72 72 Conductive
A30P24G 30 24 Conductive
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A90P24F1........... 23480..... PNL30.......... 51
A9OP24F1G. ......... 15008..... PNL30.......... 51
AOP24F2........... 23510..... PNL30.......... 51
A90P24F2G. ......... 15011 ..... PNL30.......... 51
A9OP36FT........... 23380..... PNL30.......... 51
A9OP36F1G. ......... 15006..... PNL30.......... 51
A90P36F2........... 23390..... PNL30.......... 51
A9OP36F2G. ......... 15007...... PNL30.......... 51
A9OP48FT........... 27810..... PNL30.......... 51
A90P48F1G. ......... 15023..... PNL30.......... 51
A9OP48F2........... 27820..... PNL30.......... 51
A9OP4BF2G. ......... 15024 ..... PNL30.......... 51
A9OP72F1........... 27080..... PNL30.......... 51
A9OP72F1G.......... 15018..... PNL30.......... 51
AOP72F2........... 27090..... PNL30.......... 51
A90P72F2G. ......... 15021..... PNL30.......... 51
A9OPM40 ........... 33940..... PNLFS.......... 52
AOPMAOG........... 15043..... PNLFS.......... 52
A9OPM78 ........... 33990..... PNLFS.......... 52
A9OSMP14 .......... 74430..... PNL30.......... 52
A90SMP14G.......... 15401 ..... PNL30.......... 52
A90SMP20 ........... 23520..... PNL30.......... 52
A90SMP20G............. 15428 ..... PNL30.......... 52
A90XM4018FTC...... 91440...... A2BMT ......... 34
A90XM4018FTCG ....25684..... A28M1T ......... 34
A90XM4018FTCLP....13588..... A28M1T ......... 34
A90XM4018FTCLPG .. 25685....... A2BMT ......... 34
A90XM4020FTC....... 20749..... A28M1T ......... 34
A90XM4020FTCG ....25686..... A28M1 ......... 34
A90XM4020FTCLP....13591..... A2BMT ......... 34
A90XM4020FTCLPG . . 25687 ... ... A28M1T ......... 34
A90XM4024FTC. ..... 20759..... A28M1 ......... 34
A90XM4024FTCG ....25688..... A2BMT ......... 34
A90XM4024FTCLP. ... 13593..... A28M1T ......... 34
A90XM4024FTCLPG .. 25691 ..... A28M1 ......... 34
A90XM7818FTC...... 91450...... A28M2 ......... 34
A90XM7818FTCG ....25706..... A28M2 ......... 34
A90XM7818FTCLP....13598..... A28M2 ......... 34
A90XM7818FTCLPG .. 25707 ..... A28M2 ......... 34
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A90XM7820FTC...... 20819..... A28M2 ......... 34
A90XM7820FTCG ....25708..... A28M2 ......... 34
A90XM7820FTCLP....13601..... A28M2 ......... 34
A90XM7820FTCLPG .. 25711..... A28M2 ......... 34
A90XM7824FTC...... 20829..... A28M2 ......... 34
A9OXM7824FTCG ....25712..... A28M2 ......... 34
A90XM7824FTCLP. ... 13604..... A28M2 ......... 34
A90XM7824FTCLPG ..25713..... A28M2 ......... 34
A902420FS.......... 25330..... A0 ...l 41
A902420FSG. ......... 38609..... A0 ............ N
A903620FS.......... 25310..... A0 ...l 41
A903620FSG.......... 38619..... A0 ...l 41
A903620SSFSN4 . . . .. 11147..... A30S4.......... 43
A903624FS.......... 25560..... A0 ............ 4
A903624FSDA ....... 25420..... A0 ...l 41
A903624FSDAG ... ... 38709..... A0 ............ N
A903624FSG.......... 38629..... A0 ...l 41
A903624SSFSN4 . ... 1M154..... A30S4.......... 43
A903636FS.......... 25240.. ... A0 ............ N
A903636FSDA ....... 25250..... A0 ............ 4
A903636FSDAG . ........ 38719..... A0 ...l 41
A903636FSG.......... 38639..... A0 ...l 41
A904820FSD........... 27800..... A0 ...l 41
A904820FSDG ....... 38809..... A0 ...l 41
A904820SSFSDN4 ... 11174.. . ... A30S4.......... 43
A907220FSD.......... 25320..... A0 ...l 41
A907220FSDG ....... 38819..... A0 ...l 41
A907224FSD. ......... 26970..... A0 ............ N
A907224FSDAD ........ 27010..... A0 ............ 4
A907224FSDADG. .. .. 38889..... A0 ...l 41
A907224FSDG ........ 38829..... A0 ............ N
A907236FSD.......... 25270...... A0 ...l 41
A907236FSDG ....... 38839..... A0 ...l 41
AMOD72X4018FTC ...20899..... A3d............ 35
AMOD72X4018FTCLP. 13624 ..... A34 ..o 35
AMOD72X7818FTC ...20929..... A34 .l 35
AMOD72X7818FTCLP . 13627 ... ... A3d............ 35
AMOD723918FTC ....20959..... A4 35
AMOD723918FTCLP .. 13632...... A34 .l 35
AMOD727718FTC ....20989..... A3d............ 35
AMOD727718FTCLP .. 13635..... A34 ..o 35
AMOD84X4018FTC ... 20909...... A34 .l 35
AMOD84X4018FTCLP . 13625 ... ... A3d............ 35
AMOD84X4024FTC ...20919..... A34 ..o 35
AMODB84X4024FTCLP . 13626 . ... .. A34 .l 35
AMOD84X7818FTC ...20939..... A3d............ 35
AMOD84X7818FTCLP. 13628 .. ... A34 ..o 35
AMODB4X7824FTC ... 20949 ..... A34 .l 35
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AMOD84X7824FTCLP. 13631 ..... A34 ...l 35
AMOD843918FTC ....20969..... A34 . 35
AMOD843918FTCLP .. 13633...... A34 ...l 35
AMOD843924FTC ....20979..... A34 ...l 35
AMOD843924FTCLP .. 13634 .. ... A3 35
AMOD847718FTC ....20999..... A34 ...l 35
AMOD847718FTCLP .. 13636...... A34 ...l 35
AMOD847724FTC ....21009..... A3 35
AMOD847724FTCLP .. 13637 ...... A34 ...l 35
CDSC20228.......... 77960..... CWD ........... 28
CDSC202281G ....... 16569..... CWD ........... 28
CDSC20228SS ....... 12753..... CWSD.......... 28
CDSC24228........... 77970...... CWD ........... 28
CDSC242281G ....... 16579..... CWD ........... 28
CDSC24228SS ....... 12754 ..... CWSD.......... 28
CDSC24228SS6 ........ 12763..... CWSD.......... 28
CDSC242610SS ....... 34628 ..... CWSD.......... 28
CDSC242610SS6 . ... ... 34631..... CWSD.......... 28
CDSC24268.......... 77980..... CWD ........... 28
CDSC2426816 ....... 16589..... CWD ........... 28
CDSC24268SS ....... 12755..... CWSD.......... 28
CDSC24268SS6 ... .. 12764 ... .. CWSD.......... 28
CDSC302610SS ....... 34633..... CWSD.......... 28
CDSC302610SS6 .. ... . 34632..... CWSD.......... 28
CDSC30268........... 77990..... CWD ........... 28
CDSC30268LG ....... 16599..... CWD ........... 28
CDSC30268SS ....... 1275..... CWSD.......... 28
CDSC36268........... 78000..... CWD ........... 28
CDSC36268LG ....... 16609..... CWD ........... 28
CDSC36268SS ....... 12757 ...... CWSD.......... 28
CDSC36268SS6 ... .. 12766 ..... CWSD.......... 28
CDSC363210SS6R. ... 34615 ....... CWSD.......... 29
CDSC363210SSR.......... 34616..... CWSD.......... 29
CDSC363212SSR.......... 34601..... CWSD.......... 29
CDSC363216......... 29548 ..... CWD ........... 28
CDSC363216LG ...... 29555..... CWD ........... 28
CDSC36328.......... 78010..... CWD ........... 28
CDSC36328L6 ....... 16619..... CWD ........... 28
CDSC36328SS6R . ... ... 14822..... CWSD.......... 29
CDSC36328SSR ... ... ... 14815..... CWSD.......... 29
CDSC423210SSR.......... 34603...... CWSD.......... 29
CDSC423212.......... 78290..... CWD ........... 28
CDSC4232121G ....... 16629 ..... CWD ........... 28
CDSC423212SSR.......... 14816..... CWSD.......... 29
CDSC423216......... 29551..... CWD ........... 28
CDSC423216LG ...... 29556..... CWD ........... 28
CDSC423216SS6R . ... 34604 ... ... CWSD.......... 29
CDSC423216SSR.......... 34605..... CWSD.......... 29
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CDSC423812.......... 78300..... CWD ........... 28
CDSC423812LG ...... 16639..... CWD ........... 28
CDSC423812SS6R.... 14824 . ... CWSD.......... 29
CDSC423812SSR.... . ... 14817..... CWSD.......... 29
CDSC423816.......... 29552..... CWD ........... 28
CDSC423816L6G ...... 29557 ..... CWD ........... 28
CDSC423816SSR...... ... 34607 ..... CWSD.......... 29
CDSC483810SS6R. ... 34608 . ... .. CWSD.......... 29
CDSC483810SSR...... ... 34611..... CWSD.......... 29
CDSC483812.......... 78310..... CWD ........... 28
CDSC483812LG ...... 16649 ..... CWD ........... 28
CDSC483812SS6R....14825. ... CWSD.......... 29
CDSC483812SSR...... ... 14818..... CWSD.......... 29
CDSC483816.......... 29553..... CWD ........... 28
CDSC483816L6G ...... 29558..... CWD ........... 28
CDSC483816SS6R. ... 34612..... CWSD.......... 29
CDSC483816SSR...... ... 34613..... CWSD.......... 29
CDSC603812........... 78320..... CWD ........... 28
CDSC603812L6G ...... 16659..... CWD ........... 28
CDSC603812SS6R. ... 14826 . .... CWSD.......... 29
CDSC603812SSR...... ... 14821..... CWSD.......... 29
CDSC603816.......... 29554 ..... CWD ........... 28
CDSC603816LG ... .. 29561 ..... CWD ........... 28
CDSC603816SS6R.... 34614 ..... CWSD.......... 29
CDSC603816SSR...... ... 34464 ..... CWSD.......... 29
CFM12126........... 79470..... CW1.....oooet 17
CFM12126LG ........ 16449 ..... CWT.. .o 17
CFM16126........... 79480..... CWT............ 17
CFM16126LG ........ 16459..... CW1......ooet 17
CFM20166. . ......... 79490..... CWI.. .o 17
CFM20166LG ........ 16469..... CWT............ 17
CFM20206. ........... 79500..... CWI.. .o 17
CFM20206LG . ....... 16479 ..... CWI.. .o 17
CFM24208........... 79510..... CWT............ 17
CFM24208LG ........ 16489..... CW1.....oooet 17
CFM24248........... 79520..... CWI.. .o 17
CFM242481G ........ 16499..... CWT............ 17
CFM30248........... 79530..... (011 A 17
CFM30248LG ........ 16509..... CWI.. .o 17
CP1210............. 29664 ... ... CWP ........... 50
CP1210G............ 29665..... CWP ........... 50
CP2012............. 15634 ..... CWP ........... 50
CP2012G............ 15635..... CWP ........... 50
CP2014............. 15633..... CWP ........... 50
CP2020G............ 15051 ..... CWP ........... 50
CP2412............. 29666 .. ... CWP ........... 50
CP2412G............ 29667 ..... CWP ........... 50
CP2416G............ 15052..... CWP ........... 50
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CP2420............. 78570..... CWP ........... 50
CP2424 ............. 78580..... CWP ........... 50
CP2442............. 78590..... CWP ........... 50
CP2442G............ 15053..... CWP ........... 50
CP3012............. 29668 ... . CWP ........... 50
CP3012G............ 29671..... CWP ........... 50
CP3016............. 29672..... CWP ........... 50
CP3016G............ 29673..... CWP ........... 50
CP3020............. 78600..... CWP ........... 50
CP3020G............ 15054..... CWP ........... 50
CP3024............. 78610..... CWP ........... 50
CP3030............. 78620..... CWP ........... 50
CP3030G............ 15055..... CWP ........... 50
CP3048............. 78630..... CWP ........... 50
CP3048G............ 15056..... CWP ........... 50
CP3060 ............. 78640..... CWP ........... 50
CP3060G............ 15057..... CWP ........... 50
CP3624............. 78650..... CWP ........... 50
CP3630............. 78660..... CWP ........... 50
CP3636............. 78670..... CWP ........... 50
CP3636G............ 15058...... CWP ........... 50
CP4230............. 78680..... CWP ........... 50
CP4230G............ 15061 ..... CWP ........... 50
CP4236............. 78690..... CWP ........... 50
CP4236G............ 15062..... CWP ........... 50
CP4242 ............. 29674 ..... CWP ........... 50
CP4242G............ 29675..... CWP ........... 50
CP4260 ............. 29676 ..... CWP ........... 50
CP4260G............ 29677 ..... CWP ........... 50
CP4824 ............. 78700..... CWP ........... 50
CP4824G............ 15063 .. ... CWP ........... 50
CP4836............. 78710..... CWP ........... 50
CP4836G............. 15064 ..... CWP ........... 50
CP4848 ............. 29678 ..... CWP ........... 50
CP4848G............ 29681 ..... CWP ........... 50
CP6036............. 78720..... CWP ........... 50
CP6036G............. 15065..... CWP ........... 50
CP7230............. 35271..... CWP ........... 50
CP7230G............ 35272..... CWP ........... 50
CP7236 ............. 15253..... CWY............ 50
CSD12106............ 29388..... CWI.. .o 14
CSD12106LG. . ....... 29452..... CWI.. .o 14
CSD12106W .......... 29538..... CWT............ 16
CSD12106WLG.. ....... 29544 . . ... CW1.....oooet 16
CSD12108W .......... 29541..... CWI. oo 16
CSD12108WLG....... 29545..... CWT............ 16
CSD12126........... 77290..... CW1.....oooet 14
CSD12126L6. . ....... 15829..... CWI. oo 14
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CSD12126SS6. . ....... 49990..... CWS............ 21
CSD12126SS......... 78330..... CWS......oonits 21
CSD12126ST. ........ 14451 ..... CW2......oo.ue 18
CSD12126W . ........ 77770 . ... CWT............ 16
CSD12126WLG. . ... .. 16259..... CW1.....oeat 16
CSD12126WSS........ 11660..... CWS......ooeue 22
CSD12128W .......... 29542 ..... CWT............ 16
CSD12128WLG........ 29546 ..... CWT...oooeiiis 16
CSD12246........... 29391..... CWI...ooenis 14
CSD1224616G. ........ 29453 ..... CWT............ 14
CSD12246SS......... 34457 ... CWS......oonits 21
CSD12246SS6. . .. ... .. 34557 ..... CWS......oouite 21
CSD12248........... 29392..... CWT............ 14
CSD12248LG. ........ 29454 . ... CWT...oooeiiis 14
CSD161210.......... 37419..... CWI...ooeiis 15
CSD161210LG......... 37579..... CWT............ 15
CSD161210SS........ 12855..... CWS......oones 21
CSD161210SS6 ...... 12887..... CWS......ooeite 21
CSD161210W......... 37739..... CWT............ 16
CSD161210WLG. . .... 37799..... CWT...oooeiiis 16
CSD161210WSS........ 12881..... CWS......ooeits 22
CSD16126........... 77300..... CWT............ 14
CSD16126LG. ........ 15839..... CWT...oooeiiis 14
CSD16126SS6. ... .. 50000..... CWS......ooeue 21
CSD16126SS............ 78340..... CWS............ 21
CSD16126W ......... 77780..... CWI.....oeat 16
CSD16126WLG........ 16269..... CWI...ooenis 16
CSD16126WSS.. ... .. 11670..... CWS............ 22
CSD16128........... 77380...... CWT...oooeiiis 14
CSD16128LG. ........ 15919..... CWI...ooenis 14
CSD16128SS......... 41370..... CWS............ 21
CSD16128SS6. ... ... .. 50370..... CWS......oonits 21
CSD16128W ......... 77830..... CWI...ooenis 16
CSD16128WLG. ...... 16319..... CWT............ 16
CsSD161610.......... 37429..... CWI.....oeat 15
CSD161610LG. ....... 37589..... CWI...ooenis 15
CSD161610SS......... 128%..... CWS............ 21
CSD161610SS6 ...... 12888..... CWS......oones 21
CSD16166........... 77310..... CWI...ooenis 14
CSD16166LG. ........ 15849..... CWT............ 14
CSD16166SS6. ... ... .. 51510..... CWS............ 21
CSD16166SS......... 78350..... CWS......ooeits 21
CSD16168............ 77390..... CWT............ 14
CSD16168LG. ........ 15929..... CWT...oooeinis 14
CSD16168SS......... 48530..... CWS......ooeite 21
CSD16168SS6. ... .. 51630..... CWS............ 21
CSD16168ST.......... 14455... .. CW2............ 18
CSD162010.......... 37439..... CWI...ooenis 15
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CSD162010LG.........
CSD162010SS.........
CSD162010SS6
CSD16206...........
CSD16206LG. ........
CSD16208...........
CSD16208LG..........
CSD16208SSe. .......
CSD16208SS..........
CSD20126...........
CSD20126LG. ........
CSD20128...........
CSD20128LG..........
CSD201610..........
CSD201610LG.........
CSD201610SS........
CSD201610SS6
CSD201610W........
CSD201610WLG
CSD201610WSS....... 12882..... CWS............ 22
CSD201612..........

CSD201612LG.........

CSD20166...........

CSD201661G..........

CSD20166SSe. . ... ...

CSD20166SS. ........

CSD20166W .........

CSD20166WLG
CSD20166WSS
CSD20168...........
CSD20168LG. ........
CSD20168SSe. .......
CSD20168SS..........
CSD20168ST..........
CSD20168W .........
CSD20168WLG
CSD20168WSS
€SD202010..........

CSD202010LG.........

CSD202010sS.........

€SD202010SS6 ...... 12893..... CWS............ 21
CSD202010W......... 37759 ..... CWIT............ 16
CSD202010WLG. .. ... 37819..... CWT............ 16
CSD202010WSS....... 12883..... CWS............ 22
CSD202012.......... 77540 ..... CWIT............ 15
CSD202012LG......... 16079..... CWT............ 15
CSD202012SS......... 48550..... CWS............ 21
CSD202012SS6 ...... 61970..... CWS............ 21
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CSD202012W........ 77890..... CWT............ 16
CSD202012WLG.. ... .. 16379..... CWI. .o 16
CSD202012WSS...... 48880..... CWS.......o.et 22
CSD20206........... 77340.. ... CWT............ 14
CSD20206LG. . ....... 15879..... CWI. .o 14
CSD20206SS6. ... .. .. 51650..... CWS.......o.et 21
CSD20206SS.......... 78370..... CWS............ 21
CSD20206W ......... 77800..... CWI.. .o 16
CSD20206WLG....... 16289..... CWI. oo 16
CSD20206WSS..... .. 11690..... CWS............ 22
CSD20208........... 77420 .... CWI. .o 14
CSD20208LG. . ....... 15959..... CWI.. .o 14
CSD20208SS6. ... . . .. 51810..... CWS............ 21
CSD20208SS.......... 78400..... CWS......ooeat 21
CSD20208ST.......... 14457 ...... CW2......oo.et 18
CSD20208W .......... 77850..... CWT............ 16
CSD20208WLG....... 16339..... CWI.. .o 16
CSD20208WSS....... 11760..... CWS.......o..t 22
CSD202410.......... 37469..... CWT............ 15
CSD202410LG. ....... 37629..... CWI.. .o 15
CSD202410SS.......... 12862..... CWS.......o.et 21
CSD202410SS6 ...... 1289%..... CWS............ 21
CSD20246........... 293%..... CWI.. .o 14
CSD20246L6. . ....... 29458...... CWI. oo 14
CSD20248........... 77430..... CWT............ 14
CSD20248LG. ......... 15969..... CWI.. .o 14
CSD20248SS........... 34558..... CWS.......o..t 21
CSD20248SS6. ... .. .. 34617 ..... CWS............ 21
CSD241210.......... 29401 ..... CW1.....oooet 15
CSD241210L6. ....... 29463 ..... CWI.. .o 15
CSD24126........... 29397..... CWT............ 14
CSD24126L6G. ........ 29461 ..... CW1.....oooee 14
CSD24128........... 29398..... CWT. oo 14
CSD24128LG. ........ 29462..... CWT............ 14
CSD241610.......... 37479 ..... CW1.....oooet 15
CSD241610LG. ....... 37639..... CWI.. .o 15
CSD241610SS.......... 12863 ..... CWS............ 21
CSD241610SS6 ...... 12895..... CWS......ooeat 21
CSD24166............ 77350..... CWI.. .o 14
CSD24166L6G. ........ 15889..... CWT............ 14
CSD24168........... 77440 . . ... CW1.....oooet 14
CSD24168LG. . ....... 15979..... CWI.. .o 14
CSD24168SS6. ... .. .. 57800..... CWS............ 21
CSD24168SS.......... 78410..... CWS......ooeat 21
CSD242010........... 37489..... CWI.. .o 15
CSD242010LG........ 37649 ..... CWT............ 15
CSD242010SS. ... .. 12864 ..... CWS......ooeat 21
CSD242010SS6 ...... 1289%..... CWS.......o..t 21
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CSD242010W ......... 37769 .....CW1l............ 16
CSD242010WLG......... 37829.....CW1............ 16
CSD242010WSS......... 12884 ..... CWS.....coouie 22
CSD242012.......... 77550..... [0 15
CSD2420121G. ....... 16089..... CWI...ooeeiiis 15
CSD242012W ........ 77900 ...... CWI...oeeni 16
CSD242012WLG. ...... 16389..... CWT............ 16
CSD242016........... 29402..... CWT...oooeiiis 15
CSD242016LG. ....... 29464 . .... CWI...oeeni 15
CSD24206. .......... 77360..... CWT............ 14
CSD242061G. ........ 15899..... CWT...oeeinis 14
CSD24206SS......... 34561 ..... CWS.....coouie 21
CSD24206SS6. ... ... .. 34618..... CWS............ 21
CSD24206W ......... 77810..... CWT....ooeiiis 16
CSD24206WLG......... 16299..... CWI...ooeiii 16
CSD24208........... 77450 . .... CWT............ 14
CSD24208LG. ........ 15989..... CWT...oooeiiis 14
CSD24208SS6. . .. ... .. 61910..... CWS......ooeite 21
CSD24208SS............ 78420 ..... CWS............ 21
CSD24208ST. ........ 14458 ..... CW2......oonee 18
CSD24208W ......... 77860 . .... CWI...oeeni 16
CSD24208WLG. ....... 16349..... CWT............ 16
CSD24208WSS....... 1n770..... CWS......oonits 22
CSD242410........... 37499..... CWI...oeeni 15
CSD242410LG......... 37659..... CWT............ 15
CSD242410SS........ 12865..... CWS......oones 21
CSD242410SS6 ...... 12897..... CWS......ooeite 21
CSD242410ST......... 14464 .. ... CW2............ 18
CSD242410W ........ 37779 ... CWT...oooeiiis 16
CSD242410WLG.. . ...... 37839..... CWI...oeeni 16
CSD242410WSS. ... .. 12885..... CWS............ 22
CSD242412.......... 77560. .... CW1.....eat 15
CSD24241216........ 16099..... CWI...oeeni 15
CSD242412SS........... 48830..... CWS............ 21
CSD242412SS6 ... 61980..... CWS......oones 21
CSD242412ST........ 14471 ..... CW2.........u. 18
CSD242412W .......... 77910..... CWT............ 16
CSD242412WLG. . ...... 16399..... CWT...oooeiiis 16
CSD242416............ 77660 . .... CWI...oeeni 15
CSD242416LG......... 16199..... CWT............ 15
CSD242416SS...... .. 34562..... CWS......oones 21
CSD242416SS6 ...... 34621..... CWS......ooeits 21
CSD242416W .......... 77930..... CWT............ 16
CSD242416WLG. . .. .. 16419..... CW1.....oeat 16
CSD242420............ 77690 ...... CWI...oeeni 15
CSD242420LG......... 16229..... CWT............ 15
CSD242420W ........ 77940 . .... CWT...oooeiiis 16
CSD242420WLG. . ...... 16429..... CWI...oeeni 16
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CSD24246........... 77370..... CWT............ 14
CSD2424616G. ......... 15909..... CW1.......oee 14
CSD24246W ........... 77820..... CWI.. .o 16
CSD24246WLG.. .. ... 16309..... CWT............ 16
CSD24248........... 77460 . ... CW1.....oooet 14
CSD2424816. .......... 15999..... CWI. .o 14
CSD24248SS6. . ...... 61920..... CWS............ 21
CSD24248SS........... 78430..... CWS......ooeet 21
CSD24248ST........... 14467 ..... CW2.. ...t 18
CSD24248W .......... 77870..... CWT............ 16
CSD24248WLG. ... ... 16359..... CW1.......oee 16
CSD24248WSS..... .. 11780..... CWS.......o.et 22
CSD243010.......... 37509..... CWT............ 15
CSD243010LG. ........ 37669..... CW1.....oooet 15
CSD243010SS......... 12866..... CWS.......o.et 21
CSD243010SS6 ...... 12898..... CWS............ 21
CSD243012........... 29403..... CWI...ooeeea 15
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