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Cut-out dimensions
Nr. Crt. ltem x(mm) y (mm)
1. MSVS1063/MSVS1063-316 534 220
2. MSVS1083/MSVS1083-316 734 220
3. MSVS1084/MSVS1084-316 734 320
4, MSVS1103/MSVS1103-316 934 220
5. MSVS1123/MSVS1123-316 1134 220
6. MSVS1124/MSVS1124-316 1134 320
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