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20 AMP, DOUBLE-POLE ELECTRO
MECHANICAL SWITCH / BREAKER
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TOOLESS MOUNTING
BUTTON LOCATIONS (12) PL

PLUG
NEMA L6-30P, 2P 3W
30A, 250V MAX RATED INPUT
24A DERATED

RECEPTACLES
IEC 60320/C13
10A, 250V MAX RATED OUTPUT

RECEPTACLES
IEC 60320/C19
16A, 250V MAX RATED OUTPUT

PLUG/RECEPTACLE BLOCK

MONITORED SWITCHED
VERTICAL, 0U FULL
(30)C13, (6)C19 
200-240VAC
30A (24A DERATED)
(2) 20AMP, DOUBLE-POLE 
SINGLE-PHASE
5.0 kVA
NEMA L6-30P
3m[10′], TOP FEED
RoHS COMPLIANT

SPECIFICATION:
1. STANDARD:
        UNIT TYPE:
        ORIENTATION:
        OUTLET QTY & TYPE:
        INPUT VOLTAGE:
        INPUT CURRENT:
        BREAKER QTY & TYPE:
        INPUT PHASE:
        RATED POWER:
        INPUT PLUG:
        INPUT POWER CORD:
        REGULATORY STANDARD:
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