\V CABLE PATHWAY CABLE RUNWAY AND ACCESSORIES

nvent Horeman

LADDER RACK STRAIGHT SECTIONS
cULus Classified

Supports cable on straight runs. )\& )<>
Made of 1-1/2 in. x 3/8 in. (38 mm x 5.75
8 mm) 16 gauge tubular steel with 146 mm

a painted or plated finish. Nominal
installed length is 10 ft. (3.05 m).

Each sectionis 9 ft. 11-1/2in. (3.03 .375 X _1.50
m) long with cross members welded 10 _mm 38 mm
at 9-in. (229-mm) intervals. TUBULAR
.50 x 1.00
BULLETIN: DCR 13 mm 25 mm
TUBULAR 87561760
Catalog Number Finish W (in.) W (mm)
LSS6G Gray 6.00 152
LSS6BLK Black 6.00 152
LSS6GZ Plated 6.00 152
LSS6W White 6.00 152
LSS126 Gray 12.00 305
LSS12BLK Black 12.00 305
LSS12G6Z Plated 12,00 305
LSS12W White 12.00 305
LSS15W White 15.00 381
LSS15BLK Black 15.00 381
LSS186G Gray 18.00 457
LSS18BLK Black 18.00 457
LSS18W White 18.00 457
LSS18GZ Plated 18.00 457
LSS24BLK Black 24,00 610
LSS24W White 24.00 610
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